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2.  All dimensions are in millimeters. 

1.  Dimensioning and tolerancing conforms

Notes:

 to ASME Y14.5M - 1994.

     Dimensions in  (    )  for reference only.

Side View

0.20 Ref 0.75 ±0.0512X 0.25

5.00

(4X)

0.70

24

2

1

0.10 C

0.08 C

C

Seating
Plane(1.52)

(0.76)

(0.32)
(0.26)

(0.30)

12X 0.54

10X 0.50

 0.82
1.49

 0.20

(0.39)

(0.47)

(0.93)

24X 0.25 ±0.05

(2.67)

2.25

0.60

(1.46)

0.17

4.00
Terminal

A1 Corner
Index Area

A

B

0.10 C

0.98 ±0.10

0.50 BSC

0.34 ±0.10

C0.20

5.00 ±0.10

5.40

0.35

0.23 Ref.

0.66 Ref.

0.53 Ref.

2.82 Ref.

Package Outline Drawing
24 Lead Quad Flat No-Lead Plastic Package
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