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Renesas Synergy™ Platform 

S3A7 MCU グループから S3A3MCU グループ 

への移行ガイド  

本資料は英語版を翻訳した参考資料です。内容に相違がある場合には英語版を優先します。資料によっては

英語版のバージョンが更新され、内容が変わっている場合があります。日本語版は、参考用としてご使用の

うえ、最新および正式な内容については英語版のドキュメントを参照ください。 

 

要旨 

このアプリケーションノートでは、Renesas Synergy™ マイクロコントローラ S3A7 MCU グループと S3A3 

MCU グループのハードウェア周辺回路、ポート選択機能、および機能の違いを比較します。 

対象デバイス 

Synergy S3A3 MCU グループ 
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1. このドキュメントの内容 

このドキュメントは、Synergy S3A7 MCU グループから S3A3 MCU グループに移行する際の、機能、ハード

ウェア、および電気的特性の違いの概要をユーザに説明することを目的としています｡ 

2. 対象ユーザ 

このドキュメントは、Synergy S3A3 MCU グループデバイスを使用してアプリケーションシステムを設計す

るユーザを対象としています。ユーザには、S3A7 MCU グループで提供されている周辺回路の技術的な知識

を持っていることを前提としています。このアプリケーションノートは、S3A3 MCU グループユーザーズマ

ニュアル: マイクロコントローラと併せて使用してください。 

このアプリケーションノートにはふたつの主要なセクションがあります。最初のセクションでは、Synergy 

S3A7 MCU グループと S3A3 MCU グループの機能と仕様の違いをそれぞれ説明します。次のセクションで

は、ふたつの MCU 間のポート機能の違いについて詳しく説明します。 

3. 参考資料 

ルネサスは、Synergy S3 シリーズ MCU 向けに以下のドキュメントを提供しています。これらのドキュメン

トを使用する前に、このアプリケーションノートの「ホームページとサポート窓口」に記載の当社の Web 

サイトにアクセスして、最新バージョンを入手してください。 

 

Synergy S3 シリーズ MCU グループドキュメント 

ドキュメントのタイプ 内容 タイトル ドキュメント番号 

S3A3 MCU グループ
データシート 

MCU の概要と電気的特性 S3A3 MCU グループ
データシート 

R01DS0307EU0100 

S3A3 MCU グループ
ユーザーズマニュア
ル:マイクロコント
ローラ 

MCU の仕様 (端子配置、メモリ
マップ、周辺機能、電気的特
性、およびタイミングチャート) 

および動作説明 

S3A3 MCU グループ
ユーザーズマニュア
ル: マイクロコント
ローラ 

R01UM0006EU0100 

S3A7 MCU グループ
データシート 

MCU の概要と電気的特性 S3A7 MCU グループ
データシート 

R01DS0263EU0100 

S3A7 MCU グループ
ユーザーズマニュア
ル: マイクロコント
ローラ 

MCU の仕様 (端子配置、メモリ
マップ、周辺機能、電気的特
性、およびタイミングチャート) 

および動作説明 

S3A7 MCU グループ
ユーザーズマニュア
ル: マイクロコント
ローラ 

R01UM0002EU0120 

Renesas Synergy ソ
フトウェアパッケージ 

(SSP) ユーザーズマ
ニュアル 

API リファレンスと SSP アーキ
テクチャおよびプログラミング
の概要 

Renesas Synergy ソ
フトウェアパッケー
ジ (SSP) ユーザーズ
マニュアル 

R01US0171EU100 

 

4. 番号表記方法 

このマニュアルでは、以下の番号表記方法が使用されています｡ 

 

番号表記の例 

例 説明 

011b 2 進数。たとえば、3 は 2 進数で 011b となります｡ 

1Fh 
16 進数。たとえば、31 は 16 進数で 1Fh で表されます。場合によっては、接頭
辞 0x が付いた 16 進数で表示されます。 

1234 10 進数。10 進数は一般的に接尾辞なしで示されます。 

Bit 4 フィールドまたはレジスタのビット位置を指定します。 
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5. 仕様とハードウェアの違い 

次ページからの表 1は、S3A3 MCU グループと S3A7 MCU グループのハードウェアの互換性と相違点を比

較しています。 

この表では、左から右に、より具体的な内容が記載されるように順序付けられています。左端の列は、

Synergy S3A3 MCU グループまたは S3A7 MCU グループのユーザーズマニュアルに記載されているシステム

に対応しています。「S3A7」列の値は、システム、サブシステムまたはレジスタ内のフィールドの有無と

値を示します。「S3A3」列の値は、ハードウェアの変更、新機能の追加、または主要機能の注記を示しま

す。「リファレンス」列は、S3A3 MCU グループのユーザーズマニュアルセクションを示し、該当するセク

ションで詳細について参照することができます｡ 

注記: 次の表に、周辺回路の用語と機能を示します。 

 

周辺機器の用語と機能 

 

用語 説明 

存在する、または使用可能 周辺回路または機能は MCU グループに実装 

存在しない、または 

使用不可 

指定された周辺回路は (他の MCU グループと比較して) 削除されている
か、MCU グループに存在しません 

使用不可 MCU グループの比較基準が無効です 
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Table 1. 1 Specification Difference (1 of 20)  

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

CPU CoreSight Register PID0 Initial Value is 00000002h Initial Value is 00000013h Table 2.8 

Resets 

Register initialized by Reset 

Sources 

LOCOCR  All reset sources Only VBATT_POR 

Table 6.3 
AGT Only VBATT_POR 

Power-On,  

Voltage Monitor (0, 1, 2) 

State of LOCO when a reset 

occurs 

All reset sources except 

VBATT_POR 
Initialized to enable State persists through reset Table 6.5 

Clock Generation Circuit 

MOSC - Resonator 

Frequency 
USB Boot Mode 4,6,8,12 MHz Not Applicable Table 9.1 

Clock Source USB Clock (UCLK) PLL 

PLL or HOCO  

(HOCO used only when  

USBFS is used the  

device controller) 

Table 9.2 

USB Clock Control Register (USBCKCR) Not Applicable Exists 9.2.26 

Low Power Modes 

I2C Bus Interface (IIC0) Snooze Mode Operation prohibited Selectable 

Table 11.2 High-Speed Analog 

Comparator  

(ACMPHSn, n=0, 1) 

All low power modes Selectable ACMPHSn Does Not Exist 

Standby Control Register 

(SBYCR) 
Bit 14 - OPE bit 

Bus control signal ALE does 

not exist 

Can retain the value of the 

bus control signal ALE 
11.2.1 

Module Stop Control 

Register A (MSTPCRA) 
Bit 1 

MSTPA1; Value after reset is 

0 

Reserved; Value after reset 

is 1 
11.2.2 

Module Stop Control 

Register B (MSTPCRB) 
Bit 5 MSTPB5 Reserved 11.2.3 
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Table 1. 2 Specification Difference (2 of 20)  

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Low Power Modes 

Module Stop Control 

Register C (MSTPCRC) 
Bit 7 MSTPC7 Reserved 11.2.4 

Module Stop Control 

Register D (MSTPCRD) 

Bit 19 Reserved 
MSTPD19; When Bit 19 is 

set to 0, set Bit 29 to 0 

11.2.5 Bit 28 MSTPD28 Reserved 

Bit 30 MSTPD30 Reserved 

 

 

Battery Backup Function 

VBATT Wakeup I/O n 

Output Trigger Select 

Register (n = 0, 1, 2) 

VBTWCH0OTSR Bit 5 is CH0VAGTUTE Bit 5 is Reserved 12.2.8 

VBTWCH1OTSR Bit 5 is CH1VAGTUTE Bit 5 is Reserved 12.2.9 

VBTWCH2OTSR Bit 5 is CH2VAGTUTE Bit 5 is Reserved 12.2.10 

VBATT Input Control 

Register (VBTICTLR) 

Bit 0 - VCH0INEN (VBATT 

Wakeup I/O 0 Input Enable) 

Disable or Enable 

VBATWIO0, RTCIC0, 

AGTIO0_B, and AGTIO1_B 

inputs 

Disable or Enable 

VBATWIO0, RTCIC0 inputs 

12.2.11 

Bit 1 - VCH1INEN (VBATT 

Wakeup I/O 1 Input Enable) 

Disable or Enable 

VBATWIO1, RTCIC1, 

AGTIO0_C, and AGTIO1_C 

inputs 

Disable or Enable 

VBATWIO1, RTCIC1 inputs 

VBATT Wakeup Trigger Source Enable Register 

(VBTWTER) 
Bit 5 is VAGTUE Bit 5 is Reserved 12.2.13 

VBATT Wakeup Trigger Source Flag Register (VBTWFR) Bit 5 is VAGTUF Bit 5 is Reserved 12.2.15 

 VBATT Wakeup Control Function for AGT 

Available as AGT is 

operated on battery backup 

power 

Not available as AGT is 

operating on VCC 
12.3.5 
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Table 1. 3 Specification Difference (3 of 20)  

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Battery Backup Function 

Backup Register Access Control Register (BKRACR) Not Applicable Exists 12.2.16 

VBATT Pin Power Supply AGT0 and AGT1 Modules Yes 
No; Stopped in low power 

mode 
12.3.1 

Operating States in VBATT 

Mode 

Low-Speed On-Chip 

Oscillator 
Operational 

Operation or non-operation 

can be selected in the 

LOCOCR.LCSTP bit. 

Oscillator status does not 

change when entering 

VBATT mode 

Table 12.2 

I/O Ports 

AGTIOn_B port (n = 0,1) 

AGTIOn_C port (n = 0,1) 

operating 

AGTIOn_B port (n = 0,1) 

AGTIOn_C port (n = 0, 1) 

not operating 

Table 12.2 

Register Write Protection 

Association between PRCR 

bits and registers to be 

protected 

PRC0 – USBCKCR, PRC1 

– BKRACR  
No Yes Table 13.1 

Interrupt Controller Unit 

(ICU) 

Peripheral Function 

Interrupts 
Number of Sources 205 209 

Table 14.1 

Interrupt Sources for NVIC Number of Sources 64 32 

ICU Event Link Setting 

Register n (IELSRn), 

where n = Number of 

Interrupt sources for NVIC 

ICU Event Link Select 

(IELS) 

Spans from bit 0 to bit 8. All 

bits must be written to 

simultaneously. Requires 

halfword or word access. 

Spans from bit 0 to bit 7. Bit 

8 is reserved. 
14.2.6 

DMAC Event Link Setting 

Register n (DELSRn) 
Register size/length Bit 0 to Bit 15 Bit 0 to Bit 31 14.2.7 
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Table 1. 4 Specification Difference (4 of 20)  

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Interrupt Controller Unit 

(ICU) 

DMAC Event Link Setting 

Register n (DELSRn) 

DMAC Event Link Select 

(DELS) 

Spans from bit 0 to bit 8. All 

bits must be written to 

simultaneously. Requires 

halfword access. Clear the 

DELS bits 0 to 8 at the end 

of DMA transfer as a 

precaution 

Spans from bit 0 to bit 7. Bit 

8 is reserved. Clear the 

DELS bits 0 to 7 at the end 

of DMA transfer as a 

precaution 

14.2.7 

17.4.4 

Bit 16 Does Not Exist 
IR Flag. Writing 1 to the flag 

is prohibited. 
14.2.7 

Bit 17 to Bit 31 Does Not Exist Reserved 

SYS Event Link Setting 

Register (SELSR0) 

SYS Event Link Select 

(SELS) 

Spans from bit 0 to bit 8. 

Requires halfword access. 

All bits must be written to 

simultaneously 

Spans from bit 0 to bit 7. Bit 

8 is reserved. 
14.2.8 

Interrupt Vector Table Exception # 48 to 79 Exists; Refer to Manual 
Does Not Exist; Refer to 

Manual 

14.3.1,  

Table 14.3 

Event Number Refer to Manual Refer to Manual Table 14.4 

Buses 
Slave Interface and 

Protected Slave function 

Memory Bus 5 

Connected to SRAM1. 

Address from 20020000h to 

2002FFFFh 

Does Not Exist 

Table 15.1 

Table 15.2 

Table 16.7 

Internal peripheral bus 4 

Connected to peripheral 

modules SCI, IrDA, GPT, 

SPI, CRC and SDHI 

Connected to peripheral 

modules SCI, GPT, SPI, 

CRC and SDHI 

Table 15.1 

Table 16.7 
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Table 1. 5 Specification Difference (5 of 20)  

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Buses 

Slave Interface and 

Protected Slave function 
Internal peripheral bus 5 

Connected to peripheral 

modules: KINT, AGT, 

USBFS, OPAMP, ACMPHS, 

ACMPLP, CTSU and 

SLCDC 

Connected to peripheral 

modules: KINT, AGT, 

USBFS, OPAMP, ACMPLP, 

DAC8, CTSU and SLCDC 

Table 15.1 

Table 16.7 

External Bus 

External address space Not Applicable 

Address/data multiplexed 

bus: Selectable 8-bit or 16-

bit bus space. 

Refer to Manual for details. 

Table 15.3 

15.5.2 

CS area controller Not Applicable 

Address/data can be 

multiplexed or be on 

separate buses. 

Refer to Manual for details. 

Address Output Pins A16 to A00 A23 to A00 
Table 15.4 

ALE Pin Does Not Exist Exists 

CSn Control Register 

(CSnCR)  

(n = 0 to 3) 

Bit 12 Reserved 

MPXEN. Specifies the 

separate bus interface or 

Address/Data multiplexed 

I/O interface for area n;  

(n = 0 to 3) 

15.3.1 
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Table 1. 6 Specification Difference (6 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Buses 

CSn Recovery Cycle 

Register (CSnREC)  

(n = 0 to 3) 

Condition when the 

preceding bus access is an 

address/data multiplexed bus 

access 

Not Applicable 

CSnREC is valid when the 

recovery cycle insertion is 

enabled with the multiplexed 

bus recovery cycle insertion 

enable bit (RCVENMj)  

(j = 0 to 7)) in CSRECEN 

15.3.2 

CS Recovery Cycle 

Insertion Enable Register 

(CSRECEN) 

Bit 8 to Bit 15 Reserved 

RCVENM0 to RCVENM7 

(Multiplexed Bus Recovery 

Cycle Insertion Enable),  

enables the insertion of read 

or write recovery cycles 

when a repeated R/W 

access is made on an 

external bus 

15.3.3 

CSn Mode Register 

(CSnMOD) (n = 0 to 3) 

Conditions when the 

address/data multiplexed I/O 

interface is selected using 

MXPEN bit in CSnCR 

Not Applicable 

PRENB bit and PWENB bit 

are not set to enable page 

R/W accesses as they are 

not supported in the 

address/data multiplexed 

I/O interface 

15.3.4 

CSn Wait Control Register 

2 (CSnWCR2) (n = 0 to 3) 
Bit 13 and Bit 12 Reserved AWAIT[1:0] 15.3.6 
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Table 1. 7 Specification Difference (7 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Buses 

CSn Wait Control Register 

2 (CSnWCR2) (n = 0 to 3) 

Conditions for RDON[2:0] 

when the address/data 

multiplexed I/O interface is 

selected 

Not Applicable 

CSnWCR2.AWAIT[1:0] value 

+ 2 ≤ CSnWCR2.RDON[2:0] 

value ≤ 

CSnWCR1.CSRWAIT[4:0] 

value 

15.3.6 

Conditions for WRON[2:0] 

when the address/data 

multiplexed I/O interface is 

selected 

Not Applicable 

CSnWCR2.AWAIT[1:0] value 

+ 2 ≤ CSnWCR2.WRON[2:0] 

value ≤ 

CSnWCR1.CSWWAIT[4:0] 

value 

Conditions for WDON[2:0] 

when the address/data 

multiplexed I/O interface is 

selected 

Not Applicable 

CSnWCR2.AWAIT[1:0] value 

+ 2 ≤ CSnWCR2.WDON[2:0] 

value ≤ 

CSnWCR1.CSWWAIT[4:0] 

value 

Conditions for CSON[2:0] 

when the address/data 

multiplexed I/O interface is 

selected 

Not Applicable 

CSnWCR2.CSON[2:0] value 

≤ CSnWCR2.AWAIT[1:0] 

value 

Constraints on using address/data multiplexed bus 

interface.  
Not Applicable Refer to Manual 15.5.7 (2) 
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Table 1. 8 Specification Difference (8 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Buses 

Slave Bus Control Register 

(BUSSCNT<slave>) 
BUSSCNTRAM1 Exists Does Not Exist 15.3.8 

External Wait Function 
External wait is enable 

(CSnMOD.EWENB = 1) 

BCLK and EBCLK must be 

operated at the same 

frequency 

BCLK and EBCLK can be  

operated at same or  

different frequency 

15.5.3 

Bus Error Monitoring. Conditions Leading to Illegal Address 

Access Errors 
Refer to Manual Refer to Manual 

15.6.3 

Table 15.12 

Memory Protection Unit 

MPU 

Security MPU 

(Protects accesses from non-secure  

programs to the secure regions) 

2 regions (PC), 

1 region (code flash) 

Refer to Manual 

2 regions (PC), 

4 regions  

(code flash, SRAM,  

two secure functions) 

Refer to Manual 

Table 16.1 

Table 16.8 

Access Control Register for Memory bus 5 (SMPUSRAM1) Exists Does Not Exist - 

Security MPU Program Counter Start Address Register 

(SECMPUPCSn) (n = 0, 1) 

Value range is 0000 0000h 

to 000F FFFCh. 

Value range is 0000 0000h 

to 00FF FFFCh and 1FF0 

0000h to 200F FFFCh not 

including the reserved areas;  

Write value of the lower 2 

bits is 0 

16.6.1.1 
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Table 1. 9 Specification Difference (9 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Memory Protection Unit 

MPU 

Security MPU Program Counter End Address Register 

(SECMPUPCEn) (n = 0, 1) 

Value range is 0000 0003h 

to 000F FFFFh. 

Value range is 0000 0003h 

to 00FF FFFFh and 1FF0 

0003h to 200F FFFFh, not 

including the reserved 

areas; 

Write value of the lower 2 

bits is 1 

16.6.1.2 

Security MPU Region 0 Start Address Register 

(SECMPUS0) 

Value range is 0000 0000h 

to 00FF FFFCh 

Value range is 0000 0000h 

to 00FF FFFCh not 

including the reserved 

areas; Write value of the 

lower 2 bits is 0 

16.6.1.3 

Security MPU Region 1 Start Address Register 

(SECMPUS1) 
Does Not Exist Exists 16.6.1.5 

Security MPU Region 1 End Address Register 

(SECMPUE1) 
Does Not Exist Exists 16.6.1.6 

Security MPU Region 2 Start Address Register 

(SECMPUS2) 
Does Not Exist Exists 16.6.1.7 

Security MPU Region 2 End Address Register 

(SECMPUE2) 
Does Not Exist Exists 16.6.1.8 

Security MPU Region 3 Start Address Register 

(SECMPUS3) 
Does Not Exist Exists 16.6.1.9 

Memory Protection Unit 

MPU 

Security MPU Region 3 End Address Register 

(SECMPUE3) 
Does Not Exist Exists 16.6.1.10 
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Table 1. 10 Specification Difference (10 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Memory Protection Unit 

MPU 

Security MPU Access Control Register (SECMPUAC) 
Bit 1, 2 and 3 are  

reserved 

Bit 1, 2 and 3 are DIS1, 

DIS2 and DIS3 

respectively 

16.6.1.11 

Memory Protection Refer to Manual Refer to Manual 16.6.2 

Event Link Controller 

(ELC) 

Event link function 

Types of event signals can 

be directly connected to 

modules 

181 179 Table 19.1 

Event Link Setting Register 

n (ELSRn) 

ELSR13 Register 
Associated with  

DAC12 Channel 1 
Does Not exist 

19.2.3 

Table 19.2 
Event Link Select (ELS) Spans from Bit 8 to Bit 0.  Spans from Bit 7 to Bit 0 

Number setting for the event 

signal to be linked. 

0 0000 0001h to  

1 1100 1010h 

0000 0001h to  

1101 0100h 

Association between event signal names set in ELSRn.ELS 

bits and signal numbers 
Refer to Manual Refer to Manual Table 19.3 

I/O Ports 

Total Number I/O pins in 

Packages 

144 pins, 145 pins 124 126 (Added P914, P915) 

Table 20.1 
121 pins 102 104 (Added P914, P915) 

100 pins 82 84 (Added P914, P915) 

64 pins 50 52 (Added P914, P915) 

Number of CMOS I/O available 

(based on different pin packages) 
Up to 121 Up to 123 Features 

Number of 5-V tolerant input/output  

(based on different pin packages) 
Up to 10 Up to 11 Features 
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Table 1. 11 Specification Difference (11 of 20) 

Specificatioon S3A7 S3A3 
S3A3 HWM 

Reference 

I/O Ports 

Functions - P408 
Drive Capacity Switching Low/Middle Low/Middle/Middle(IIC) 

Table 20.2 
5-V Tolerant No Yes 

Port mn Pin Function Select Register 

(PmnPFS/PmnPFS_HA/PmnPFS_BY)  

(m= 0 to 9; n = 00 to 15) 

Bit 11 is reserved Bit 11 is P408 

20.2.5 P914 and P915  

do not exist  

Initial Value  

P914: 0001 0000h 

P915: 0001 0000h 

Selecting USB_DP and USB_DM Pins Not Applicable Refer to Manual 20.5.6 

Pull-up/Pull-down Setting for P914 and P915 using 

USBFS/GPIO Function 
Not Applicable Refer to Manual 20.5.7 

Register settings for input/output pin function Refer to Manual Refer to Manual 
Table 20.5 to  

Table 20.17 

Port Output Enable for GPT 

(POEG) 

Input Pins 
External trigger input pin 

GTETRGC, GTETRGD 
Exists Does Not Exist Table 22.2 

POEG Group n Setting Register (POEGGn) 
Bit 8 is CDRE0, 

Bit 9 is CDRE1 
Bit 8, Bit 9 are reserved 22.2.1 

Output-Disable Control 

Operation 

ACMPHS Interrupt  

Request Detection 
Refer to Manual Not Applicable 22.3 

Interrupt Sources and 

Conditions 

POEG Group C and Group D 

Interrupt 
Refer to Manual Not Applicable 

22.4 

Table 22.3 

General PWM Timer (GPT) Functions 
32 bit channels 10 4 

Table 23.1 
16 bit channels None 6 
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Table 1. 12 Specification Difference (12 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

General PWM Timer (GPT) 

General PWM Timer Start Source Select Register (GTSSR) 

Bit 4 is SSGTRGCR Bit 4 is reserved 

23.2.5 
Bit 5 is SSGTRGCF Bit 5 is reserved 

Bit 6 is SSGTRGDR Bit 6 is reserved 

Bit 7 is SSGTRGDF Bit 7 is reserved 

General PWM Timer Stop Source Select Register (GTPSR) 

Bit 4 is PSGTRGCR Bit 4 is reserved 

23.2.6 
Bit 5 is PSGTRGCF Bit 5 is reserved 

Bit 6 is PSGTRGDR Bit 6 is reserved 

Bit 7 is PSGTRGDF Bit 7 is reserved 

General PWM Timer Clear Source Select Register 

(GTCSR) 

Bit 4 is CSGTRGCR Bit 4 is reserved 

23.2.7 
Bit 5 is CSGTRGCF Bit 5 is reserved 

Bit 6 is CSGTRGDR Bit 6 is reserved 

Bit 7 is CSGTRGDF Bit 7 is reserved 

General PWM Timer Up Count Source Select Register 

(GTUPSR) 

Bit 4 is USGTRGCR Bit 4 is reserved 
23.2.8 

Bit 5 is USGTRGCF Bit 5 is reserved 

General PWM Timer Up Count Source Select Register 

(GTUPSR) 

Bit 6 is USGTRGDR Bit 6 is reserved 
23.2.8 

Bit 7 is USGTRGDF Bit 7 is reserved 
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Table 1. 13 Specification Difference (13 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

General PWM Timer (GPT) 

General PWM Timer Down Count Source Select Register 

(GTDNSR) 

Bit 4 is DSGTRGCR Bit 4 is reserved 

23.2.9 
Bit 5 is DSGTRGCF Bit 5 is reserved 

Bit 6 is DSGTRGDR Bit 6 is reserved 

Bit 7 is DSGTRGDF Bit 7 is reserved 

General PWM Timer Input Capture Source Select Register 

A (GTICASR) 

Bit 4 is ASGTRGCR Bit 4 is reserved 

23.2.10 
Bit 5 is ASGTRGCF Bit 5 is reserved 

Bit 6 is ASGTRGDR Bit 6 is reserved 

Bit 7 is ASGTRGDF Bit 7 is reserved 

General PWM Timer Input Capture Source Select Register 

B(GTICBSR) 

Bit 4 is BSGTRGCR Bit 4 is reserved 

23.2.11 
Bit 5 is BSGTRGCF Bit 5 is reserved 

Bit 6 is BSGTRGDR Bit 6 is reserved 

Bit 7 is BSGTRGDF Bit 7 is reserved 

General PWM Timer 

Interrupt Output Setting 

Register (GTINTAD) 

Bit 25, Bit 24 - GRP[1:0] 

Output Disable  

Source Select 

Group A, B, C and D Group A and B 23.2.15 

General PWM Timer 

Register 

GPT16m (m = 4 to 9) 

GTCNT 

Not Applicable 

The upper 16 bits for access 

in a 32-bit unit are always 

read as 0000h and writing to 

these bits is ignored. 

23.2.18 

GTCCRn (n = A to F) 23.2.19 

GTPR 23.2.20 

GTPBR 23.2.21 

GTDVU 23.2.23 
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Table 1. 14 Specification Difference (14 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

General PWM Timer (GPT) 
Synchronized Operation  

by Hardware 

GTCNT counters can be 

triggered by hardware 

sources 

Output trigger input 

ELC event input 

GTIOCA/GTIOCB pin input 

Output trigger input 

ELC event input 
23.3.8.2 

Asynchronous General 

Purpose Timer (AGT) 

Condition before accessing the AGT  

registers after a cold start 

Always set the 

VBTCR1.BPWSWSTP  

bit to 1 

No prior conditions to 

access AGT register 
  

I/O Pins AGTIOn (n = 1, 2) 

Can also be input during 

AGT operation using the 

voltage from the VBATT pin 

Only P402 and P403 can 

be used as input 

Table 24.2 

24.2.10 

AGT I/O Control Register 

(AGTIOC) 

Event counter mode 

operation performed during 

Software  

Standby mode 

Battery backup function, 

and the digital filter function 

cannot be used 

 The digital filter function 

cannot be used 
24.2.7 

Usage Notes when Count Source Clock Frequency is over 

32 kHz 
Refer to Manual No such constraint   

USB 2.0 Full-Speed Module 

(USBFS) 
HOCO clock that can be used as USB clock No Yes Table 28.1 

Serial Communications 

Interface (SCI) 
Asynchronous Mode Transmission/Reception 

All SCI channels  

support FIFO 

Only SCI0 and SCI1 

support FIFO 
Table 29.1 
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Table 1. 15 Specification Difference (15 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

IrDA Interface 
Interface sends and receives IrDA data communication 

waveforms in cooperation with the SCI1 
Exists Does Not Exist   

I2C Bus Interface (IIC) 

I2C Bus Wakeup Unit Register 2 (ICWUR2) 

Bit 0 is reserved 

Bit 1 is Wakeup Function 

Synchronous 

Enable 

30.2.12 
Bit 1 is reserved; Value after 

reset is 1 

Bit 1 is Wakeup Function 

Asynchronous 

Operation Status Flag; 

Value after rest is 0 

Bit 2 is reserved 

Bit 2 is Wakeup Function 

Synchronous 

Operation Status Flag 

Resets and Function States  

for ICWUR2 when issuing each condition 
Not Applicable Refer to Manual 

30.15 

Table 30.11 

Serial Peripheral Interface 

(SPI) 

Transmit/Receive Buffer Both are 128 bit channels 
SPI0: 128 bit 

SPI1: 32 bit 

Table 32.1 

32.3.10.1 (3) 

Maximum number of frames that can be transferred in one 

round of transmission or reception. 

Four frames for both 

channels 

SPI0: 4 frames 

SPI1: 1 frames 
Table 32.1 

Control in master transfer Burst Transfer Available for all channels Only available for SPI0 
Table 32.1 

32.3.10.1 (4) 

SPI Status Register (SPSR) 
IDLNF flag, Master Mode 

Clearing Conditions 
Refer to Manual Refer to Manual 32.2.4 
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Table 1. 16 Specification Difference (16 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Serial Peripheral Interface 

(SPI) 

SPI Sequence Register 

Control (SPICR) SPI0 and SPI1 SPI0  32.2.6 

Status (SPISR) SPI0 and SPI1 SPI0  32.2.7 

SPI Data Control Register 

(SPDCR) 
Bit 1, Bit 0 SPFC[1:0] for both channels 

SPI0: SPFC[1:0] 

SPI1: Reserved 
32.2.9 

SPI Command  

Registers 0 to 7  

(SPCMD0 to SPCMD7) 

Bit 7 SSLKP for both channels 

SPI0: SSLKP 

SPI1: Reserved 

Refer to Manual 

32.2.14 

Data Format 
With Parity 

Disabled/Enabled 

SPCMDm.SPB[3:0] for SPI0 

and SPI1 

SPCMDm.SPB[3:0] for 

SPI0, SPCMD0.SPB[3:0] for 

SPI1 

32.3.4 

Cyclic Redundancy Check 

(CRC) Calculator 

Snoop Address Register 

(CRCSAR) 

CRCSA[13:0] bits 

Allowed Addresses 
Refer to Manual Refer to Manual 34.2.5 

Serial Sound Interface 

(SSI) 

Provides functionality to interface with digital audio devices 

for transmitting PCM audio data over a serial bus with this 

MCU 

SSI. Refer to Manual for 

details 

SSI Enhanced (SSIE) Refer 

to Manual for details 
Chapter 35 

SD/MMC Host Interface 

(SDHI) 

I/O Pins SD0CD Does Not Exist Exists Table 37.2 

SD Card Interrupt Flag Register 1 (SD_INFO1) 

Bit 3 is reserved Bit 3 is SDCDRM 

36.2.10 
Bit 4 is reserved Bit 4 is SDCDIN 

Bit 5 is reserved. Value after 

reset is 1 

Bit 5 is SDCDMON. Value 

after reset is undefined 

SD INFO1 Interrupt Mask Register (SD_INFO1_MASK) 
Bit 3 is reserved Bit 3 is SDCDRMM 

36.2.12 
Bit 4 is reserved Bit 4 is SDCDINM 
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Table 1. 17 Specification Difference (17 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

SD/MMC Host Interface 

(SDHI) 

SD Card Access Control Option Register (SD_OPTION) Bit [3:0] are reserved Bit [3:0] is CTOP [3:0] 36.2.16 

Operation Card Detect Refer to Manual Refer to Manual 37.3.2.1 

Boundary Scan 

Register ID Code Register 082D B447h 0834 1447h Table 37.3 

USBFS dedicated pins (USB_DP and USB_DM) 
Cannot be  

Boundary-Scanned 

Can be  

Boundary-Scanned 
37.4 

14-Bit A/D Converter 

(ADC14) 
Relationship between ADC14, OPAMP and ACMPLP 

ACMPHS also there. 

Refer to Manual 
Refer to Manual 

38.8.13 

Table 38.12 

12-Bit D/A Converter 

(DAC12) 

Output Channel 2 Channels 1 Channels Table 39.1 

Event Link Function (input) DA0 and DA1 DA0 
Table 39.1 

Table 39.2 

D/A Control Register DADR0, DADR1 DADR0 39.2.1 

D/A Control Register (DACR) Bit 7 is DAOE1 Bit 7 is reserved 39.2.2 

Operational Amplifier 

(OPAMP) 

OPAMP can be used to input signals to the respective 

positive and negative sides of the ACMPHS that provides 

output signals from the units 

Yes Not Applicable Chapter 41 

High-Speed Analog 

Comparator (ACMPHS) 

Used to compare a test voltage with a reference voltage 

and to provide a digital output  

based on the result of conversion. 

Exists Does Not Exist   
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Table 1. 18 Specification Difference (18 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Low Power Analog 

Comparator (ACMPLP) 

Comparator Pin Configuration Refer to Manual Refer to Manual Table 42.2 

ACMPLP Mode Setting Register (COMPMDR) Refer to Manual Refer to Manual 42.2.1 

Comparator Input Select Register (COMPSEL0) Does Not Exist Exists 42.2.4 

Comparator Reference Voltage Select Register 

(COMPSEL1) 
Does Not Exist Exists 42.2.5 

Procedure for setting the ACMPLP associated registers (i = 

0, 1) 
Refer to Manual Refer to Manual 42.3 

8-Bit D/A Converter (DAC8) 

8-bit D/A converts data and does not include an output 

amplifier (DAC8). The DAC8 is 

used only as the reference voltage for ACMPLP. 

Does Not Exist Exists Chapter 43 

Capacitive Touch Sensing 

Unit (CTSU) 

Pins 
Electrostatic Capacitance 

Measurement 

31 channels  

(TS00, TS01, TS03 to 

TS22, TS26 to TS27, TS29 

to TS35) 

27 channels  

(TS00 to TS13, TS17 to 

TS22, TS27 to TS31, TS34, 

TS35) 

Table 44.1 

CTSU Measurement Channel Register 0 (CTSUMCH0) 
CTSHMCH0[5:0] 

31 channels 

CTSHMCH0[5:0] 

27 channels 
44.2.5 

CTSU Measurement Channel Register 1 (CTSUMCH1) 
CTSUMCH1[5:0] 

31 channels 

CTSUMCH1[5:0] 

27 channels 
44.2.6 

CTSU Channel Enable Control Register 0 (CTSUCHAC0) 

CTSUCHAC0[7:0] specify 

bits TS00, TS01, and TS03 

to TS07 pins. 

CTSUCHAC0[7:0] specify 

bits TS00 to TS07 pins. 
44.2.7 

CTSU Channel Enable Control Register 1 (CTSUCHAC1) 
CTSUCHAC1[7:0] specify 

bits TS08 to TS15 pins. 

CTSUCHAC1[7:0] specify 

bits TS08 to TS13 pins. 
44.2.8 
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Table 1. 19 Specification Difference (19 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Capacitive Touch Sensing 

Unit (CTSU) 

CTSU Channel Enable Control Register 2 (CTSUCHAC2) 
CTSUCHAC2[7:0] specify 

bits TS16 to TS22 pins. 

CTSUCHAC2[7:0] specify 

bits TS17 to TS22 pins. 
44.2.9 

CTSU Channel Enable Control Register 3 (CTSUCHAC3) 

CTSUCHAC3[7:0] specify 

bits TS26, TS27, and TS29 

to TS31 pins. 

CTSUCHAC0[7:0] specify 

bits TS27 to TS31 pins. 
44.2.10 

CTSU Channel Enable Control Register 4 (CTSUCHAC4) 
CTSUCHAC4[7:0] specify 

bits TS32 to TS35 pins. 

CTSUCHAC4[7:0] specify 

bits TS34 and TS35 pins. 
44.2.11 

CTSU Channel Transmit/Receive Control Register 0 

(CTSUCHTRC0) 

CTSUCHTRC0[7:0] specify 

bits TS00, TS01, and TS03 

to TS07 pins 

CTSUCHTRC0[7:0] specify 

bits TS00 to TS07 pins 
44.2.12 

CTSU Channel Transmit/Receive Control Register 1 

(CTSUCHTRC1) 

CTSUCHTRC1[7:0]  

specify bits TS08  

to TS15 pins.  

CTSUCHTRC1[7:0]  

specify bits TS08 to TS13 

pins.  

45.2.13 

CTSU Channel Transmit/Receive Control Register 2 

(CTSUCHTRC2) 

CTSUCHTRC2[7:0] 

specify bits TS16 to TS22 

pins. 

CTSUCHTRC2[7:0] 

specify bits TS17 to TS22 

pins. 

45.2.14 

CTSU Channel Transmit/Receive Control Register 3 

(CTSUCHTRC3) 

CTSUCHTRC3[7:0] 

specify bits TS26, TS27, 

and TS29 to TS31 pins. 

CTSUCHTRC3[7:0] 

specify bits TS27 to TS31 

pins. 

44.2.15 

CTSU Channel Transmit/Receive Control Register 4 

(CTSUCHTRC4) 

CTSUCHTRC4[3:0] 

specify bits TS32 to  

TS35 pins. 

CTSUCHTRC4[3:0] 

specify bits TS34 and TS35 

pins. 

44.2.16 

SRAM SRAM Capacity Without ECC 
SRAM0: 112 KB 

SRAM1: 64 KB 
SRAM0: 80 KB Table 46.1 
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Table 1. 20 Specification Difference (20 of 20) 

Specification S3A7 S3A3 
S3A3 HWM 

Reference 

Flash Memory 

Code Flash Memory Capacity 1 MB 512 KB 
Table 47.1 

Data Flash Memory Capacity 16 KB 8 KB 

Read and P/E addresses of code flash memory Refer to Manual Refer to Manual Table 47.2 

Read and P/E addresses of data flash memory Refer to Manual Refer to Manual Table 47.3 

Flash Cache 1 (FCACHE1) 

Capacity 256 B 128 B 

Table 47.4 
Associativity 

8-way set associative, 

4 entries/ways 

2-way set associative, 

8 entries/ways 

Segment LCD Controller 

(SLCDC) 
SLCDC display function pins 

SEG00 to SEG 51.  

Up to 52 segments × 4 

commons, 

Up to 48 segments × 8 

commons;  

Refer to Manual for 

additional differences. 

SEG00 to SEG53. 

Up to 54 segments × 4 

commons, 

Up to 50 segments × 8 

commons; 

Refer to Manual for 

additional differences. 

Table 48.1  

to Table 48.9 

Electrical Characteristics 
  

  

Numerous differences; 

Refer to Manual 

Numerous differences; 

Refer to Manual 
Chapter 50 
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6. ポート選択機能の違い 

表 2.1、表 3.1 および表 4.1 は、それぞれ Synergy S3A7 MCU グループおよび S3A3 MCU グループ間での、 

PSEL、ASEL、および ISEL 機能を比較しています。各ポート番号で、最初の行はビット単位の選択値を指

定します。2 番目の行は、S3A7 MCU グループの選択値によって有効化される機能を示します。3 番目の行

は、S3A3 MCU の選択値によって有効化される機能を指定します。機能が異なる箇所は、太字と強調表示さ

れた背景で表示されます。コメントセクションには、詳細情報が追加され、S3A7 MCU グループから S3A3 

MCU グループへの移行タイプが指定されます｡ 

 

注記: 一部の端子名には、_A、_B、_C、_D、_E、_F の接尾辞が追加されています。GPT、IIC、SPI、
SSIE、ETHERC (RMII)、SDHI、GLCDC 機能を割り当てるときは、同じ接尾辞を持つ機能端子を選択
してください。他の端子は接尾辞に関係なく選択できます。同じ機能を 2 本以上の端子に同時に割り
当てることはできません。 

 

個々のポートで生じた変更内容を示すために、このドキュメントでは端子の差異部分に以下の表記法が使用

されています。 

 

例 説明 

▲PIXD0_B 
「▲」は、信号 PIXD0_B が、以前に使用されていないまたは予約されていた機能
に追加されているか、廃止された機能に置き換わることを示します。 

▼ET1_TX_CLK 
「▼」は、信号 ET1_TX_CLK がビット位置で廃止され、新しい信号によって置き
換えられるか、未使用または予約されたままであることを示します。 

 

以下の色調で、Synergy S3A7 MCU グループおよび S3A3 MCU グループへの信号の追加、置換、またはその

グループから削除を視覚化しています。 

例 説明 

 

以前に使用されていなかったまたは予約されている位置に新しい機能が追加され
るビット位置を強調表示します。 

 

新しい機能がビット位置の既存の機能に置き換わるビット位置を強調表示します。 

 

そのビット位置に存在していた機能を廃止することによって予約されているビッ
ト位置を強調表示します。 
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Appendix 1.  64 Pin Package 

Table 2. 1 64 Pin Package Difference (2.1 of 9) 

Port MCU Select Comments 

P000 

 PSEL 01100B ASEL ADC ASEL CMP ASEL OPAMP ISEL       ▼IVREF0/IVCMP0 

S3A7 TS21 AN000 IVREF0/IVCMP0 AMP0+ IRQ6         

S3A3 TS21 AN000 - AMP0+ IRQ6         

P001 

 PSEL 01100B ASEL ADC ASEL CMP ASEL OPAMP ISEL       ▼IVREF1/IVCMP1 

S3A7 TS22 AN001 IVREF1/IVCMP1 AMP0- IRQ7         

S3A3 TS22 AN001 - AMP0- IRQ7         

P002 

 ASEL ADC ASEL CMP ASEL OPAMP ISEL        ▲IRQ2 

S3A7 AN002 IVREF2/IVCMP2 AMP0O IRQ8        ▼IVREF2/IVCMP2 

S3A3 AN002 - AMP0O IRQ2        ▼IRQ8 

P003 

 ASEL ADC ASEL CMP ASEL OPAMP         ▼IVREF3/IVCMP3 

S3A7 AN003 IVREF3/IVCMP3 AMP1O           

S3A3 AN003 - AMP1O           

P004 

 ASEL ADC ASEL CMP ASEL OPAMP ISEL        ▲IRQ3, ▼IRQ9, 

▼IVCMP0 S3A7 AN004 IVCMP0 AMP2O IRQ9        

S3A3 AN004 - AMP2O IRQ3        

P010 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL        ▲AN005, 

▼AN010 S3A7 TS30 AN010 AMP2- IRQ14        

S3A3 TS30 AN005 AMP2- IRQ14        

P011 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL        ▲AN006, 

▼AN011 S3A7 TS31 AN011 AMP2+ IRQ15        

S3A3 TS31 AN006 AMP2+ IRQ15        
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Table 2. 2 64 Pin Package Difference (2.2 of 9) 

Port MCU Select Comments 

P012 

 ASEL ADC 
ASEL 

OPAMP 
      ▲AN007, 

▼AN012 

S3A7 AN012 AMP1-       

S3A3 AN007 AMP1-       

P013 

 ASEL ADC 
ASEL 

OPAMP 
      ▲AN013, 

▼AN008 

S3A7 AN013 AMP1+       

S3A3 AN008 AMP1+       

P014 

 ASEL ADC ASEL CMP ASEL DAC  
 

   ▲AN009, 

▼AN014, 

▼IVREF5/IVREF2 
S3A7 AN014 IVREF5/IVREF2 DA0      

S3A3 AN009 - DA0      

P015 

 PSEL 01100B ASEL ADC ASEL CMP ASEL DAC ISEL    ▲TS28, ▲AN010, 

▲IRQ7, ▼AN015, 

▼IVCMP5/IVCMP2, 

▼DA1, ▼IRQ13 

S3A7 - AN015 IVCMP5/IVCMP2 DA1 IRQ13    

S3A3 TS28 AN010 - - IRQ7    

P100 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▲AN022, 

▲GTIOC5B,  

▼AN027 
S3A7 AGTIO0 GTETRGA - RXD0 SCK1 MISOA SCL1 KR00 

S3A3 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KR00 

 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A7 D0 VL1 AN027 CMPIN0 IRQ2    

S3A3 D0 VL1 AN022 CMPIN0 IRQ2    

P101 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▲AN021, 

▲GTIOC5A,  

▼AN026 
S3A7 AGTEE0 GTETRGB - TXD0 CTS1 MOSIA SDA1 KR01 

S3A3 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KR01 

 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A7 D1 VL2 AN026 CMPREF0 IRQ1    

S3A3 D1 VL2 AN021 CMPREF0 IRQ1    
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Table 2. 3 64 Pin Package Difference (2.3 of 9) 

Port MCU Select Comments 

P102 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01000B PSEL 01010B ▲TXD2, ▲CRX0, 

▲AN020, 

▼AN025 
S3A7 AGTO0 GTOWLO GTIOC2B SCK0 - RSPCKA KR02 ADTRG0 

S3A3 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KR02 ADTRG0 

 PSEL 01011B PSEL 01101B PSEL 10000B ASEL ADC ASEL CMP    

S3A7 D2 VL3 - AN025 CMPIN1    

S3A3 D2 VL3 CRX0 AN020 CMPIN1    

P103 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10000B ▲CTX0, ▲AN019, 

▼AN024 S3A7 GTOWUP GTIOC2A CTS0 SSLA0 KR03 D3 VL4 - 

S3A3 GTOWUP GTIOC2A CTS0 SSLA0 KR03 D3 VL4 CTX0 

 ASEL ADC ASEL CMP       

S3A7 AN024 CMPREF1       

S3A3 AN019 CMPREF1       

P104 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ▲GTIOC1B, 

▲RXD0, ▲TS13 S3A7 GTETRGB - - SSLA1 KR04 D4 - COM0 

S3A3 GTETRGB GTIOC1B RXD0 SSLA1 KR04 D4 TS13 COM0 

 ISEL        

S3A7 IRQ1        

S3A3 IRQ1        

P105 

 PSEL 00010B PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲GTIOC1A, 

▲TS34 S3A7 GTETRGA - SSLA2 KR05 D5 - COM1 IRQ0 

S3A3 GTETRGA GTIOC1A SSLA2 KR05 D5 TS34 COM1 IRQ0 

P108 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 00110B    ▲GTOULO 

S3A7 TMS/SWDIO - GTIOC0B CTS9 SSLB0      

S3A3 TMS/SWDIO GTOULO GTIOC0B CTS9 SSLB0      
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Table 2. 4 64 Pin Package Difference (2.4 of 9) 

Port MCU Select Comments 

P109 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01100B ▲SCK1, ▲TS10, 

▲SEG52, 

▲CTX0 
S3A7 TDO/TRACESWO GTOVUP GTIOC1A - TXD9 MOSIB CLKOUT - 

S3A3 TDO/TRACESWO GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

 PSEL 01101B PSEL 10000B       

S3A7 - -       

S3A3 SEG52 CTX0       

P110 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01101B ▲SEG53, 

▲CRX0 S3A7 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT - 

S3A3 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG53 

 PSEL 10000B ISEL       

S3A7 - IRQ3       

S3A3 CRX0 IRQ3       

P111 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲TS12 

S3A7 GTIOC3A SCK2 SCK9 RSPCKB A5 - CAPH IRQ4 
 

S3A3 GTIOC3A SCK2 SCK9 RSPCKB A5 TS12 CAPH IRQ4 
 

P112 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▲SCK1, 

▲SSLB0, 

▲TSCAP 
S3A7 GTIOC3B TXD2 - - A4 - CAPL SSISCK0 

S3A3 GTIOC3B TXD2 SCK1 SSLB0 A4 TSCAP CAPL SSISCK0 

P113 

 PSEL 00011B PSEL 00100B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B   ▲GTIOC2A, 

▲TS27 

▲SSILRCK0/SSIFS0 
S3A7 - RXD2 A3 - SEG0/COM4 SSIWS0   

S3A3 GTIOC2A RXD2 A3 TS27 SEG0/COM4 SSILRCK0/SSIFS0   ▼SSIWS0 
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Table 2. 5 64 Pin Package Difference (2.5 of 9) 

Port MCU Select Comments 

P204 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01010B ▲A18 
▼SSISCK1 

S3A7 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

S3A3 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B PSEL 10011B PSEL 10101B   

S3A7 - TS0 SEG23 SSISCK1 USB_OVRCURB SD0DAT4   

S3A3 A18 TS0 SEG23 - USB_OVRCURB SD0DAT4   

P205 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01001B ▲SEG20, 
▼SSIWS1 

S3A7 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

S3A3 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B PSEL 10011B PSEL 10101B ISEL  

S3A7 A16 TSCAP - SSIWS1 USB_OVRCURA SD0DAT3 IRQ1  

S3A3 A16 TSCAP SEG20 - USB_OVRCURA SD0DAT3 IRQ1  

P206 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▲SEG12, 
▼SSIDATA1 

S3A7 GTIU RXD4 SSLB1 SDA1 WAIT TS1 - SSIDATA1 

S3A3 GTIU RXD4 SSLB1 SDA1 WAIT TS1 SEG12 - 

 PSEL 10011B PSEL 10101B ISEL      

S3A7 USB_VBUSEN SD0DAT2 IRQ0      

S3A3 USB_VBUSEN SD0DAT2 IRQ0      

P212/EXTAL 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B ISEL    ▲GTETRGB, 
▲GTIOC0B, 
▼GTETRGD S3A7 AGTEE1 GTETRGD - RXD1 IRQ3    

S3A3 AGTEE1 GTETRGB GTIOC0B RXD1 IRQ3    

P213/XTAL 

 PSEL 00010B PSEL 00011B PSEL 00101B ISEL     ▲GTETRGA, 
▲GTIOC0A, 
▼GTETRGC S3A7 GTETRGC - TXD1 IRQ2     

S3A3 GTETRGA GTIOC0A TXD1 IRQ2     
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Table 2. 6 64 Pin Package Difference (6 of 9) 

Port MCU Select Comments 

P300 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00110B     ▲GTOUUP 

S3A7 TCK/SWCLK - GTIOC0A SSLB1     

S3A3 TCK/SWCLK GTOUUP GTIOC0A SSLB1     

P301 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B ▲AGTIO0, 

▲CTS9, ▲TS9 S3A7 - GTOULO GTIOC4B RXD2 - SSLB2 A6 - 

S3A3 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 A6 TS9 

 PSEL 01101B ISEL       

S3A7 SEG1/COM5 IRQ6       

S3A3 SEG1/COM5 IRQ6       

P302 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲TS8 

S3A7 GTOUUP GTIOC4A TXD2 SSLB3 A7 - SEG2/COM6 IRQ5 

S3A3 GTOUUP GTIOC4A TXD2 SSLB3 A7 TS8 SEG2/COM6 IRQ5 

P303 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B    ▲TS2, 

▲SD0DAT0 S3A7 GTIOC7B A8 - SEG3/COM7 -    

S3A3 GTIOC7B A8 TS2 SEG3/COM7 SD0DAT0    

P304 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B ISEL   ▲TS11, 

▲SD0WP S3A7 GTIOC7A A9 - SEG17 - IRQ9   

S3A3 GTIOC7A A9 TS11 SEG17 SD0WP IRQ9   

P400 

 PSEL 00001B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO1, 

▲SCK1, 

▲CACREF, 

▲SEG4 

S3A7 - GTIOC6A SCK4 - SCL0 - TS20 - 

S3A3 AGTIO1 GTIOC6A SCK4 SCK1 SCL0 CACREF TS20 SEG4 

 PSEL 10010B ISEL       

S3A7 AUDIO_CLK IRQ0       

S3A3 AUDIO_CLK IRQ0       
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Table 2. 7 64 Pin Package Difference (7 of 9) 

Port MCU Select Comments 

P401 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10000B ▲TDX1, ▲SEG5 

S3A7 GTETRGA GTIOC6B CTS4 - SDA0 TS19 - CTX0   

S3A3 GTETRGA GTIOC6B CTS4 TXD1 SDA0 TS19 SEG5 CTX0   

 ISEL          

S3A7 IRQ5          

S3A3 IRQ5          

P402 

 PSEL 00001B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10000B ISEL PSEL Don’t Care  ▲RXD1, 

▲SEG6,  

▲AGTIO0_E/AGTIO1 S3A7 - - TS18 - CRX0 IRQ4 
RTCIC0/AGTIO0/ 

AGTIO1 
 

S3A3 AGTIO0_E/AGTIO1 RXD1 TS18 SEG6 CRX0 IRQ4 RTCIC0  

P407 

 PSEL 00001B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01001B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO0, 

▲SEG11 S3A7 - CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 - 

S3A3 AGTIO0 CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

 PSEL 10011B        

S3A7 USB_VBUS        

S3A3 USB_VBUS        

P408 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10011B ▲GTIOC5B, 

▲CTS1, ▲SCL0, 

▲SEG10 
S3A7 GTOWLO - - RXD3 - TS4 - USB_ID 

S3A3 GTOWLO GTIOC5B CTS1 RXD3 SCL0 TS4 SEG10 USB_ID 

 ISEL        

S3A7 IRQ7        

S3A3 IRQ7        

P409 

 PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10011B ISEL  ▲GTIOC5A, 

▲SEG9 S3A7 GTOWUP - TXD3 TS5 - USB_EXICEN IRQ6  

S3A3 GTOWUP GTIOC5A TXD3 TS5 SEG9 USB_EXICEN IRQ6  
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Table 2. 8 64 Pin Package Difference (8 of 9) 

Port MCU Select Comments 

P410 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲SEG8 

S3A7 AGTOB1 GTOVLO GTIOC9B RXD0 SCK3 MISOA TS6 - 

S3A3 AGTOB1 GTOVLO GTIOC9B RXD0 SCK3 MISOA TS6 SEG8 

 PSEL 10101B ISEL       

S3A7 SD0DAT1 IRQ5       

S3A3 SD0DAT1 IRQ5       

P411 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲SEG7 

S3A7 AGTOA1 GTOVUP GTIOC9A TXD0 CTS3 MOSIA TS7 - 

S3A3 AGTOA1 GTOVUP GTIOC9A TXD0 CTS3 MOSIA TS7 SEG7 

 PSEL 10101B ISEL       

S3A7 SD0DAT0 IRQ4       

S3A3 SD0DAT0 IRQ4       

P500 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTIOC2A, 

▲CMPREF1 
S3A7 AGTOA0 GTIU - SEG48 QSPCLK 

USB_VBUSE

N 
AN016 - 

S3A3 AGTOA0 GTIU GTIOC2A SEG48 QSPCLK 
USB_VBUSE

N 
AN016 CMPREF1 

P501 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ▲GTIOC2B, 

▲TXD3, 

▲CMPIN1 
S3A7 AGTOB0 GTIV - - SEG49 QSSL USB_OVRCURA AN017 

S3A3 AGTOB0 GTIV GTIOC2B TXD3 SEG49 QSSL USB_OVRCURA AN017 

 ASEL CMP ISEL       

S3A7 - IRQ11       

S3A3 CMPIN1 IRQ11       
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Table 2. 9 64 Pin Package Difference (9 of 9) 

Port MCU Select Comments 

P502 

 PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTIOC3B, 

▲RXD3, 

▲CMPREF0 
S3A7 GTIW - - SEG50 QIO0 USB_OVRCURB AN018 - 

S3A3 GTIW GTIOC3B RXD3 SEG50 QIO0 USB_OVRCURB AN018 CMPREF0 

 ISEL        

S3A7 IRQ12        

S3A3 IRQ12        
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Appendix 2.  100 Pin Package 

Table 3. 1 100 Pin Package Difference (1 of 13) 

Port MCU Select Comments 

P000 

 PSEL 01100B ASEL ADC ASEL CMP 
ASEL 

OPAMP 
ISEL       

▼IVREF0/IVCMP0 

S3A7 TS21 AN000 IVREF0/IVCMP0 AMP0+ IRQ6         

S3A3 TS21 AN000 - AMP0+ IRQ6         

P001 

 PSEL 01100B ASEL ADC ASEL CMP 
ASEL 

OPAMP 
ISEL       

▼IVREF1/IVCMP1 

S3A7 TS22 AN001 IVREF1/IVCMP1 AMP0- IRQ7         

S3A3 TS22 AN001 - AMP0- IRQ7         

P002 

 ASEL ADC ASEL CMP 
ASEL 

OPAMP 
ISEL        

▲IRQ2 

S3A7 AN002 IVREF2/IVCMP2 AMP0O IRQ8        ▼IVREF2/IVCMP2 

S3A3 AN002 - AMP0O IRQ2        ▼IRQ8 

P003 

 ASEL ADC ASEL CMP 
ASEL 

OPAMP 
        

▼IVREF3/IVCMP3 

S3A7 AN003 IVREF3/IVCMP3 AMP1O           

S3A3 AN003 - AMP1O           

P004 

 ASEL ADC ASEL CMP 
ASEL 

OPAMP 
ISEL        

▲IRQ3, ▼IRQ9, 

▼IVCMP0 

S3A7 AN004 IVCMP0 AMP2O IRQ9        

S3A3 AN004 - AMP2O IRQ3        

P005 

 PSEL 01100B ASEL ADC ASEL CMP 
ASEL 

OPAMP 
ISEL       

▲AN011, ▼TS26, 

▼AN005, 

▼IVREF0 S3A7 TS26 AN005 IVREF0 AMP3+ IRQ10       

S3A3 - AN011 - AMP3+ IRQ10       

P006 

 PSEL 01100B ASEL ADC ASEL CMP 
ASEL 

OPAMP 
ISEL       

▲AN012, ▼TS27, 

▼IVREF4/IVREF1, 

▼AN006 S3A7 TS27 AN006 IVREF4/IVREF1 AMP3- IRQ11       

S3A3 - AN012 - AMP3- IRQ11       
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Table 3. 2 100 Pin Package Difference (2 of 13) 

Port MCU Select Comments 

P007 

 ASEL ADC ASEL CMP ASEL OPAMP      ▲AN013, ▼AN007, 

▼IVCMP4/IVCMP1 
S3A7 AN007 

IVCMP4/IVCM

P1 
AMP3O      

S3A3 AN013 - AMP3O      

P008 

 PSEL 01100B ASEL ADC ISEL      ▲AN014, 

▼TS29, ▼AN008 
S3A7 TS29 AN008 IRQ12      

S3A3 - AN014 IRQ12      

P010 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL     ▲AN005, 

▼AN010 
S3A7 TS30 AN010 AMP2- IRQ14     

S3A3 TS30 AN005 AMP2- IRQ14     

P011 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL     ▲AN006, 

▼AN011 
S3A7 TS31 AN011 AMP2+ IRQ15     

S3A3 TS31 AN006 AMP2+ IRQ15     

P012 

 ASEL ADC ASEL OPAMP       ▲AN007, 

▼AN012 
S3A7 AN012 AMP1-       

S3A3 AN007 AMP1-       

P013 

 ASEL ADC ASEL OPAMP       ▲AN013, 

▼AN008 
S3A7 AN013 AMP1+       

S3A3 AN008 AMP1+       

P014 

 ASEL ADC ASEL CMP ASEL DAC  
 

   ▲AN009, ▼AN014, 

▼IVREF5/IVREF2 
S3A7 AN014 

IVREF5/IVREF

2 
DA0      

S3A3 AN009 - DA0      

P015 

 PSEL 01100B ASEL ADC ASEL CMP ASEL DAC ISEL    ▲TS28, ▲AN010, 

▲IRQ7, ▼AN015, 

▼IVCMP5/IVCMP2, 

▼DA1, ▼IRQ13 

S3A7 - AN015 
IVCMP5/IVCM

P2 
DA1 IRQ13    

S3A3 TS28 AN010 - - IRQ7    
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Table 3. 3 100 Pin Package Difference (3 of 13) 

Port MCU Select Comments 

P100 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▲AN022, 

▲GTIOC5B,  

▼AN027 
S3A7 AGTIO0 GTETRGA - RXD0 SCK1 MISOA SCL1 KR00 

S3A3 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KR00 

 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A7 D0 VL1 AN027 CMPIN0 IRQ2    

S3A3 D0 VL1 AN022 CMPIN0 IRQ2    

P101 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▲AN021, 

▲GTIOC5A,  

▼AN026 
S3A7 AGTEE0 GTETRGB - TXD0 CTS1 MOSIA SDA1 KR01 

S3A3 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KR01 

 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A7 D1 VL2 AN026 CMPREF0 IRQ1    

S3A3 D1 VL2 AN021 CMPREF0 IRQ1    

P102 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01000B PSEL 01010B ▲TXD2, ▲CRX0, 

▲AN020, 

▼AN025 
S3A7 AGTO0 GTOWLO GTIOC2B SCK0 - RSPCKA KR02 ADTRG0 

S3A3 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KR02 ADTRG0 

 PSEL 01011B PSEL 01101B PSEL 10000B ASEL ADC ASEL CMP    

S3A7 D2 VL3 - AN025 CMPIN1    

S3A3 D2 VL3 CRX0 AN020 CMPIN1    

P103 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10000B ▲CTX0, 

▲AN019, 

▼AN024 
S3A7 GTOWUP GTIOC2A CTS0 SSLA0 KR03 D3 VL4 - 

S3A3 GTOWUP GTIOC2A CTS0 SSLA0 KR03 D3 VL4 CTX0 

 ASEL ADC ASEL CMP       

S3A7 AN024 CMPREF1       

S3A3 AN019 CMPREF1       
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Table 3. 4 100 Pin Package Difference (4 of 13) 

Port MCU Select Comments 

P104 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ▲GTIOC1B, 

▲RXD0, ▲TS13 S3A7 GTETRGB - - SSLA1 KR04 D4 - COM0 

S3A3 GTETRGB GTIOC1B RXD0 SSLA1 KR04 D4 TS13 COM0 

 ISEL        

S3A7 IRQ1        

S3A3 IRQ1        

P105 

 PSEL 00010B PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲GTIOC1A, 

▲TS34 S3A7 GTETRGA - SSLA2 KR05 D5 - COM1 IRQ0 

S3A3 GTETRGA GTIOC1A SSLA2 KR05 D5 TS34 COM1 IRQ0 

P108 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 00110B    ▲GTOULO 

S3A7 TMS/SWDIO - GTIOC0B CTS9 SSLB0      

S3A3 TMS/SWDIO GTOULO GTIOC0B CTS9 SSLB0      

P109 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01100B ▲SCK1, ▲TS10, 

▲SEG52, 

▲CTX0 
S3A7 TDO/TRACESWO GTOVUP GTIOC1A - TXD9 MOSIB CLKOUT - 

S3A3 TDO/TRACESWO GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

 PSEL 01101B PSEL 10000B       

S3A7 - -       

S3A3 SEG52 CTX0       

P110 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01101B ▲SEG53, 

▲CRX0 S3A7 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT - 

S3A3 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG53 

 PSEL 10000B ISEL       

S3A7 - IRQ3       

S3A3 CRX0 IRQ3       
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Table 3. 5 100 Pin Package Difference (5 of 13) 

Port MCU Select Comments 

P111 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲TS12 

S3A7 GTIOC3A SCK2 SCK9 RSPCKB A5 - CAPH IRQ4   

S3A3 GTIOC3A SCK2 SCK9 RSPCKB A5 TS12 CAPH IRQ4   

P112 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▲SCK1, 

▲SSLB0, 

▲TSCAP 
S3A7 GTIOC3B TXD2 - - A4 - CAPL SSISCK0 

S3A3 GTIOC3B TXD2 SCK1 SSLB0 A4 TSCAP CAPL SSISCK0 

P113 

 PSEL 00011B PSEL 00100B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B   ▲GTIOC2A, 

▲TS27 

S3A7 - RXD2 A3 - SEG0/COM4 SSIWS0     

S3A3 GTIOC2A RXD2 A3 TS27 SEG0/COM4 SSILRCK0/SSIFS0     

P114 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B    ▲GTIOC2B, 

▲TS29 S3A7 - A2 - SEG24 SSIRXD0    

S3A3 GTIOC2B A2 TS29 SEG24 SSIRXD0    

P115 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B    ▲GTIOC4A, 

▲TS35 S3A7 - A1 - SEG25 SSITXD0    

S3A3 GTIOC4A A1 TS35 SEG25 SSITXD0    

P202 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01101B PSEL 10000B PSEL 10101B ▼CRX0 

S3A7 GTIOC5B SCK2 RXD9 MISOB WR1/BC1 SEG21 CRX0 SD0DAT6 

S3A3 GTIOC5B SCK2 RXD9 MISOB WR1/BC1 SEG21 - SD0DAT6 

 ISEL        

S3A7 IRQ3        

S3A3 IRQ3        
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Table 3. 6 100 Pin Package Difference (6 of 13) 

Port MCU Select Comments 

P203 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10000B ▲A19, ▼CTX0 

S3A7 GTIOC5A CTS2 TXD9 MOSIB - TSCAP SEG22 CTX0 

S3A3 GTIOC5A CTS2 TXD9 MOSIB A19 TSCAP SEG22 - 

 PSEL 10101B ISEL       

S3A7 SD0DAT5 IRQ2       

S3A3 SD0DAT5 IRQ2       

P204 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01010B ▲A18, 

▼SSISCK1 S3A7 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

S3A3 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B PSEL 10011B PSEL 10101B   

S3A7 - TS0 SEG23 SSISCK1 USB_OVRCURB SD0DAT4   

S3A3 A18 TS0 SEG23 - USB_OVRCURB SD0DAT4   

P205 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01001B ▲SEG20, 

▼SSIWS1 S3A7 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

S3A3 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B PSEL 10011B PSEL 10101B ISEL  

S3A7 A16 TSCAP - SSIWS1 USB_OVRCURA SD0DAT3 IRQ1  

S3A3 A16 TSCAP SEG20 - USB_OVRCURA SD0DAT3 IRQ1  

P206 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▲SEG12, 

▼SSIDATA1 S3A7 GTIU RXD4 SSLB1 SDA1 WAIT TS1 - SSIDATA1 

S3A3 GTIU RXD4 SSLB1 SDA1 WAIT TS1 SEG12 - 

 PSEL 10011B PSEL 10101B ISEL      

S3A7 USB_VBUSEN SD0DAT2 IRQ0      

S3A3 USB_VBUSEN SD0DAT2 IRQ0      
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Table 3. 7 100 Pin Package Difference (7 of 13) 

Port MCU Select Comments 

P212/EXTAL 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B ISEL    ▲GTETRGB, 

▲GTIOC0B, 

▼GTETRGD 
S3A7 AGTEE1 GTETRGD - RXD1 IRQ3    

S3A3 AGTEE1 GTETRGB GTIOC0B RXD1 IRQ3    

P213/XTAL 

 PSEL 00010B PSEL 00011B PSEL 00101B ISEL     ▲GTETRGA, 

▲GTIOC0A, 

▼GTETRGC 
S3A7 GTETRGC - TXD1 IRQ2     

S3A3 GTETRGA GTIOC0A TXD1 IRQ2     

P300 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00110B     ▲GTOUUP 

S3A7 TCK/SWCLK - GTIOC0A SSLB1     

S3A3 TCK/SWCLK GTOUUP GTIOC0A SSLB1     

P301 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B ▲AGTIO0, 

▲CTS9, ▲TS9 
S3A7 - GTOULO GTIOC4B RXD2 - SSLB2 A6 - 

S3A3 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 A6 TS9 

 PSEL 01101B ISEL       

S3A7 SEG1/COM5 IRQ6       

S3A3 SEG1/COM5 IRQ6       

P302 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲TS8 

S3A7 GTOUUP GTIOC4A TXD2 SSLB3 A7 - SEG2/COM6 IRQ5 

S3A3 GTOUUP GTIOC4A TXD2 SSLB3 A7 TS8 SEG2/COM6 IRQ5 

P303 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B    ▲TS2, ▲SD0DAT0 

S3A7 GTIOC7B A8 - SEG3/COM7 -    

S3A3 GTIOC7B A8 TS2 SEG3/COM7 SD0DAT0    

P304 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B ISEL   ▲TS11, ▲SD0WP 

S3A7 GTIOC7A A9 - SEG17 - IRQ9   

S3A3 GTIOC7A A9 TS11 SEG17 SD0WP IRQ9   
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Table 3. 8 100 Pin Package Difference (8 of 13) 

Port MCU Select Comments 

P305 

 PSEL 01011B PSEL 01101B PSEL 10001B PSEL 10101B ISEL    ▲QSPCLK, 

▲SD0CD S3A7 A10 SEG16 - - IRQ8    

S3A3 A10 SEG16 QSPCLK SD0CD IRQ8    

P306 

 PSEL 01011B PSEL 01101B PSEL 10001B      ▲QSSL 

S3A7 A11 SEG15 -      

S3A3 A11 SEG15 QSSL      

P307 

 PSEL 01011B PSEL 01101B PSEL 10001B      ▲QIO0 

S3A7 A12 SEG14 -      

S3A3 A12 SEG14 QIO0      

P400 

 PSEL 00001B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO1, 

▲SCK1, 

▲CACREF, 

▲SEG4 

S3A7 - GTIOC6A SCK4 - SCL0 - TS20 - 

S3A3 AGTIO1 GTIOC6A SCK4 SCK1 SCL0 CACREF TS20 SEG4 

 PSEL 10010B ISEL       

S3A7 AUDIO_CLK IRQ0       

S3A3 AUDIO_CLK IRQ0       

P401 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10000B ▲TDX1, ▲SEG5 

S3A7 GTETRGA GTIOC6B CTS4 - SDA0 TS19 - CTX0   

S3A3 GTETRGA GTIOC6B CTS4 TXD1 SDA0 TS19 SEG5 CTX0   

 ISEL          

S3A7 IRQ5          

S3A3 IRQ5          
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Table 3. 9 100 Pin Package Difference (9 of 13) 

Port MCU Select Comments 

P402 

 PSEL 00001B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10000B ISEL PSEL Don’t Care  ▲RXD1, ▲SEG6,  

▲AGTIO0_E/AGTIO1 
S3A7 - - TS18 - CRX0 IRQ4 

RTCIC0/AGTIO0/ 

AGTIO1 
 

S3A3 AGTIO0_E/AGTIO1 RXD1 TS18 SEG6 CRX0 IRQ4 RTCIC0  

P403 

 PSEL 00001B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 10010B PSEL Don’t Care   ▲CTS1 

▲AGTIO0_F/AGTIO1 
S3A7 - GTIOC3A - TS17 SSISCK0 

RTCIC1/AGTIO0/ 

AGTIO1 
  

S3A3 AGTIO0_F/AGTIO1 GTIOC3A CTS1 TS17 SSISCK0 RTCIC1   

P404 

 PSEL 00011B PSEL 01100B PSEL 10010B PSEL Don’t Care     ▼TS16 

S3A7 GTIOC3B TS16 SSIWS0 RTCIC2     

S3A3 GTIOC3B - SSIWS0 RTCIC2     

P405 

 PSEL 00011B PSEL 01100B PSEL 10010B      ▼TS15 

S3A7 GTIOC1A TS15 SSITXD0      

S3A3 GTIOC1A - SSITXD0      

P406 

 PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10010B     ▲SSLA3, ▼TS14 

S3A7 GTIOC1B - TS14 SSIRXD0     

S3A3 GTIOC1B SSLA3 - SSIRXD0     

P407 

 PSEL 00001B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01001B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO0, 

▲SEG11 S3A7 - CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 - 

S3A3 AGTIO0 CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

 PSEL 10011B        

S3A7 USB_VBUS        

S3A3 USB_VBUS        
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Table 3. 10 100 Pin Package Difference (10 of 13) 

Port MCU Select Comments 

P402 

  PSEL 00001B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10000B ISEL PSEL Don’t Care   ▲RXD1, ▲SEG6,  
▲AGTIO0_E/AGTIO1 

S3A7 - - TS18 - CRX0 IRQ4 
RTCIC0/AGTIO0/ 

AGTIO1   

S3A3 AGTIO0_E/AGTIO1 RXD1 TS18 SEG6 CRX0 IRQ4 RTCIC0   

P403 

  PSEL 00001B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 10010B PSEL Don’t Care     ▲CTS1 
▲AGTIO0_F/AGTIO1 

S3A7 - GTIOC3A - TS17 SSISCK0 
RTCIC1/AGTIO0/ 

AGTIO1     

S3A3 AGTIO0_F/AGTIO1 GTIOC3A CTS1 TS17 SSISCK0 RTCIC1     

P404 

  PSEL 00011B PSEL 01100B PSEL 10010B PSEL Don’t Care        ▼TS16 

S3A7 GTIOC3B TS16 SSIWS0 RTCIC2        

S3A3 GTIOC3B - SSILRCK0/SSIFS0 RTCIC2        

P405 

  PSEL 00011B PSEL 01100B PSEL 10010B           ▼TS15 

S3A7 GTIOC1A TS15 SSITXD0           

S3A3 GTIOC1A - SSITXD0           

P406 

  PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10010B         ▲SSLA3, ▼TS14 

S3A7 GTIOC1B - TS14 SSIRXD0         

S3A3 GTIOC1B SSLA3 - SSIRXD0         

P407 

  PSEL 00001B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01001B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO0, 
▲SEG11 

S3A7 - CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 - 

S3A3 AGTIO0 CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

  PSEL 10011B               

S3A7 USB_VBUS               

S3A3 USB_VBUS               
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Table 3. 11 100 Pin Package Difference (11 of 13) 

Port MCU Select Comments 

P413 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 01100B PSEL 10101B    ▼TS9 

S3A7 GTOUUP CTS0 SSLA0 TS9 SD0CLK    

S3A3 GTOUUP CTS0 SSLA0 - SD0CLK    

P414 

 PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10101B ISEL    ▲GTIOC0B, 

▲IRQ9, ▼TS10 S3A7 - SSLA1 TS10 SD0WP -    

S3A3 GTIOC0B SSLA1 - SD0WP IRQ9    

P415 

 PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10101B ISEL    ▲GTIOC0A, 

▲SD0CD, 

▲IRQ8, ▼TS11 
S3A7 - SSLA2 TS11 - -    

S3A3 GTIOC0A SSLA2 - SD0CD IRQ8    

P500 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTIOC2A, 

▲CMPREF1 
S3A7 AGTOA0 GTIU - SEG48 QSPCLK 

USB_VBUSE

N 
AN016 - 

S3A3 AGTOA0 GTIU GTIOC2A SEG48 QSPCLK 
USB_VBUSE

N 
AN016 CMPREF1 

P501 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ▲GTIOC2B, 

▲TXD3, 

▲CMPIN1 
S3A7 AGTOB0 GTIV - - SEG49 QSSL USB_OVRCURA AN017 

S3A3 AGTOB0 GTIV GTIOC2B TXD3 SEG49 QSSL USB_OVRCURA AN017 

 ASEL CMP ISEL       

S3A7 - IRQ11       

S3A3 CMPIN1 IRQ11       

P502 

 PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTIOC3B, 

▲RXD3, 

▲CMPREF0 
S3A7 GTIW - - SEG50 QIO0 USB_OVRCURB AN018 - 

S3A3 GTIW GTIOC3B RXD3 SEG50 QIO0 USB_OVRCURB AN018 CMPREF0 

 ISEL        

S3A7 IRQ12        

S3A3 IRQ12        
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Table 3. 12 100 Pin Package Difference (12 of 13) 

Port MCU Select Comments 

P503 

 PSEL 00010B PSEL 00100B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTETRGA, 

▲CTS2, ▲SCK3, 

▲AN023, 

▲CMPIN0, 

▼AN019, 

▼GTETRGC 

S3A7 GTETRGC - - SEG51 QIO1 USB_EXICEN AN019 - 

S3A3 GTETRGA CTS2 SCK3 SEG51 QIO1 USB_EXICEN AN023 CMPIN0 

P504 

 PSEL 00010B PSEL 00100B PSEL 00101B PSEL 01011B PSEL 10001B PSEL 10011B ASEL ADC  ▲GTETRGB, 

▲SCK2, ▲CTS3, 

▲AN024, ▲ALE, 

▼AN020, 

▼GTETRGD 

S3A7 GTETRGD - - - QIO2 USB_ID AN020  

S3A3 GTETRGB SCK2 CTS3 ALE QIO2 USB_ID AN024  

P505 

 PSEL 00100B PSEL 10001B ASEL ADC ISEL     ▲RXD2, ▲AN025, 

▼AN021 
S3A7 - QIO3 AN021 IRQ14     

S3A3 RXD2 QIO3 AN025 IRQ14     

P600 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC6B, 

▲SCK9, 

▲SD0DAT7 
S3A7 - - RD SEG41 -    

S3A3 GTIOC6B SCK9 RD SEG41 SD0DAT7    

P601 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC6A, 

▲RXD9, 

▲SD0DAT6 
S3A7 - - WR/WR0 SEG40 -    

S3A3 GTIOC6A RXD9 WR/WR0 SEG40 SD0DAT6    

P602 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC7B, 

▲TXD9, 

▲SD0DAT5 
S3A7 - - EBCLK SEG39 -    

S3A3 GTIOC7B TXD9 EBCLK SEG39 SD0DAT5    

P603 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC7A, 

▲CTS9, 

▲SD0DAT4 
S3A7 - - D13 SEG38 -    

S3A3 GTIOC7A CTS9 D13 SEG38 SD0DAT4    

P608 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B     ▲GTIOC4B, 

▲SD0DAT1 
S3A7 - A0/BC0 SEG28 -     

S3A3 GTIOC4B A0/BC0 SEG28 SD0DAT1     
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Table 3. 13 100 Pin Package Difference (13 of 13) 

Port MCU Select Comments 

P609 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B     ▲GTIOC5A, 

▲SD0DAT2 
S3A7 - CS1# SEG29 -     

S3A3 GTIOC5A CS1# SEG29 SD0DAT2     

P610 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B     ▲GTIOC5B, 

▲SD0DAT3 
S3A7 - CS0# SEG30 -     

S3A3 GTIOC5B CS0# SEG30 SD0DAT3     

P708 

 PSEL 00101B PSEL 00110B PSEL 01010B PSEL 01100B ISEL    ▼CACREF, 

▼TS12 
S3A7 RXD1 SSLA3 CACREF TS12 IRQ11    

S3A3 RXD1 SSLA3 - - IRQ11    

P808 

 PSEL 01101B PSEL 10101B       ▲SD0CLK 

S3A7 SEG18 -       

S3A3 SEG18 SD0CLK       

P809 

 PSEL 01101B PSEL 10101B       ▲SD0CMD 

S3A7 SEG19 -       

S3A3 SEG19 SD0CMD       
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Appendix 3.  144 Pin Package 

Table 4. 1 144 Pin Package Difference (1 of 17)  

Port MCU Select Comments 

P000 

 PSEL 01100B ASEL ADC ASEL CMP ASEL OPAMP ISEL    ▼IVREF0/IVCMP0 

S3A7 TS21 AN000 
IVREF0/IVCMP

0 
AMP0+ IRQ6      

S3A3 TS21 AN000 - AMP0+ IRQ6      

P001 

 PSEL 01100B ASEL ADC ASEL CMP ASEL OPAMP ISEL    ▼IVREF1/IVCMP1 

S3A7 TS22 AN001 
IVREF1/IVCMP

1 
AMP0- IRQ7      

S3A3 TS22 AN001 - AMP0- IRQ7      

P002 

 ASEL ADC ASEL CMP ASEL OPAMP ISEL     ▲IRQ2 

▼IVREF2/IVCMP2 

▼IRQ8 
S3A7 AN002 

IVREF2/IVCMP

2 
AMP0O IRQ8     

S3A3 AN002 - AMP0O IRQ2     

P003 

 ASEL ADC ASEL CMP ASEL OPAMP      ▼IVREF3/IVCMP3 

S3A7 AN003 
IVREF3/IVCMP

3 
AMP1O        

S3A3 AN003 - AMP1O        

P004 

 ASEL ADC ASEL CMP ASEL OPAMP ISEL     ▲IRQ3, ▼IRQ9, 

▼IVCMP0 
S3A7 AN004 IVCMP0 AMP2O IRQ9     

S3A3 AN004 - AMP2O IRQ3     

P005 

 PSEL 01100B ASEL ADC ASEL CMP ASEL OPAMP ISEL    ▲AN011, ▼TS26, 

▼AN005, 

▼IVREF0 
S3A7 TS26 AN005 IVREF0 AMP3+ IRQ10    

S3A3 - AN011 - AMP3+ IRQ10    

P006 

 PSEL 01100B ASEL ADC ASEL CMP ASEL OPAMP ISEL    ▲AN012, ▼TS27, 

▼IVREF4/IVREF1, 

▼AN006 S3A7 TS27 AN006 
IVREF4/IVREF

1 
AMP3- IRQ11    

S3A3 - AN012 - AMP3- IRQ11    
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Table 4. 2 144 Pin Package Difference (2 of 17)  

Port MCU Select Comments 

P007 

 ASEL ADC ASEL CMP ASEL OPAMP      ▲AN013, ▼AN007, 

▼IVCMP4/IVCMP1 
S3A7 AN007 

IVCMP4/IVCM

P1 
AMP3O      

S3A3 AN013 - AMP3O      

P008 

 PSEL 01100B ASEL ADC ISEL      ▲AN014, ▼TS29, 

▼AN008 
S3A7 TS29 AN008 IRQ12      

S3A3 - AN014 IRQ12      

P009 

 ASEL ADC ISEL       ▲AN015, ▼AN009 

S3A7 AN009 IRQ13       

S3A3 AN015 IRQ13       

P010 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL     ▲AN005, ▼AN010 

S3A7 TS30 AN010 AMP2- IRQ14     

S3A3 TS30 AN005 AMP2- IRQ14     

P011 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL     ▲AN006, ▼AN011 

S3A7 TS31 AN011 AMP2+ IRQ15     

S3A3 TS31 AN006 AMP2+ IRQ15     

P012 

 ASEL ADC ASEL OPAMP       ▲AN007, ▼AN012 

S3A7 AN012 AMP1-       

S3A3 AN007 AMP1-       

P013 

 ASEL ADC ASEL OPAMP       ▲AN013, ▼AN008 

S3A7 AN013 AMP1+       

S3A3 AN008 AMP1+       

P014 

 ASEL ADC ASEL CMP ASEL DAC      ▲AN009, ▼AN014, 

▼IVREF5/IVREF2 
S3A7 AN014 IVREF5/IVREF2 DA0      

S3A3 AN009 - DA0      
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Table 4. 3 144 Pin Package Difference (3 of 17)  

Port MCU Select Comments 

P015 

 PSEL 01100B ASEL ADC ASEL CMP ASEL DAC ISEL    
▲TS28, ▲AN010, 

▲IRQ7, ▼AN015, 

▼IVCMP5/IVCMP2, 

▼DA1, ▼IRQ13 

S3A7 - AN015 
IVCMP5/IVCM

P2 
DA1 IRQ13    

S3A3 TS28 AN010 - - IRQ7    

P100 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▲AN022, 

▲GTIOC5B,  

▼AN027 
S3A7 AGTIO0 GTETRGA - RXD0 SCK1 MISOA SCL1 KR00 

S3A3 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KR00 

 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A7 D0 VL1 AN027 CMPIN0 IRQ2    

S3A3 D0 VL1 AN022 CMPIN0 IRQ2    

P101 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▲AN021, 

▲GTIOC5A,  

▼AN026 
S3A7 AGTEE0 GTETRGB - TXD0 CTS1 MOSIA SDA1 KR01 

S3A3 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KR01 

 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A7 D1 VL2 AN026 CMPREF0 IRQ1    

S3A3 D1 VL2 AN021 CMPREF0 IRQ1    

P102 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01000B PSEL 01010B ▲TXD2, ▲CRX0, 

▲AN020, ▼AN025 
S3A7 AGTO0 GTOWLO GTIOC2B SCK0 - RSPCKA KR02 ADTRG0 

S3A3 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KR02 ADTRG0 

 PSEL 01011B PSEL 01101B PSEL 10000B ASEL ADC ASEL CMP    

S3A7 D2 VL3 - AN025 CMPIN1    

S3A3 D2 VL3 CRX0 AN020 CMPIN1    
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Port MCU Select Comments 

P103 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10000B ▲CTX0, ▲AN019, 

▼AN024 
S3A7 GTOWUP GTIOC2A CTS0 SSLA0 KR03 D3 VL4 - 

S3A3 GTOWUP GTIOC2A CTS0 SSLA0 KR03 D3 VL4 CTX0 

 ASEL ADC ASEL CMP       

S3A7 AN024 CMPREF1       

S3A3 AN019 CMPREF1       

P104 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ▲GTIOC1B, 

▲RXD0,  

▲TS13 
S3A7 GTETRGB - - SSLA1 KR04 D4 - COM0 

S3A3 GTETRGB GTIOC1B RXD0 SSLA1 KR04 D4 TS13 COM0 

 ISEL        

S3A7 IRQ1        

S3A3 IRQ1        

P105 

 PSEL 00010B PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲GTIOC1A, 

▲TS34 
S3A7 GTETRGA - SSLA2 KR05 D5 - COM1 IRQ0 

S3A3 GTETRGA GTIOC1A SSLA2 KR05 D5 TS34 COM1 IRQ0 

P108 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 00110B    ▲GTOULO 

S3A7 TMS/SWDIO - GTIOC0B CTS9 SSLB0      

S3A3 TMS/SWDIO GTOULO GTIOC0B CTS9 SSLB0      

P109 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01100B ▲SCK1, ▲TS10, 

▲SEG52, ▲CTX0 
S3A7 

TDO/TRACES

WO 
GTOVUP GTIOC1A - TXD9 MOSIB CLKOUT - 

S3A3 
TDO/TRACES

WO 
GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

 PSEL 01101B PSEL 10000B       

S3A7 - -       

S3A3 SEG52 CTX0       
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Port MCU Select Comments 

P110 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01101B ▲SEG53, ▲CRX0 

S3A7 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT - 

S3A3 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG53 

 PSEL 10000B ISEL       

S3A7 - IRQ3       

S3A3 CRX0 IRQ3       

P111 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲TS12 

S3A7 GTIOC3A SCK2 SCK9 RSPCKB A5 - CAPH IRQ4   

S3A3 GTIOC3A SCK2 SCK9 RSPCKB A5 TS12 CAPH IRQ4   

P112 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▲SCK1, ▲SSLB0, 

▲TSCAP 
S3A7 GTIOC3B TXD2 - - A4 - CAPL SSISCK0 

S3A3 GTIOC3B TXD2 SCK1 SSLB0 A4 TSCAP CAPL SSISCK0 

P113 

 PSEL 00011B PSEL 00100B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B   ▲GTIOC2A, 

▲TS27 

  
S3A7 - RXD2 A3 - SEG0/COM4 SSIWS0   

S3A3 GTIOC2A RXD2 A3 TS27 SEG0/COM4 
SSILRCK0/SSI

FS0 
    

P114 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B    ▲GTIOC2B, 

▲TS29 
S3A7 - A2 - SEG24 SSIRXD0    

S3A3 GTIOC2B A2 TS29 SEG24 SSIRXD0    

P115 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B    ▲GTIOC4A, 

▲TS35 
S3A7 - A1 - SEG25 SSITXD0    

S3A3 GTIOC4A A1 TS35 SEG25 SSITXD0    
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Port MCU Select Comments 

P202 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01101B PSEL 10000B PSEL 10101B ▼CRX0 

  S3A7 GTIOC5B SCK2 RXD9 MISOB WR1/BC1 SEG21 CRX0 SD0DAT6 

S3A3 GTIOC5B SCK2 RXD9 MISOB WR1/BC1 SEG21 - SD0DAT6 

 ISEL        

S3A7 IRQ3          

S3A3 IRQ3          

P203 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10000B ▲A19, ▼CTX0 

S3A7 GTIOC5A CTS2 TXD9 MOSIB - TSCAP SEG22 CTX0 

S3A3 GTIOC5A CTS2 TXD9 MOSIB A19 TSCAP SEG22 - 

 PSEL 10101B ISEL       

S3A7 SD0DAT5 IRQ2       

S3A3 SD0DAT5 IRQ2       

P204 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01010B ▲A18, ▼SSISCK1 

S3A7 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

S3A3 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B PSEL 10011B PSEL 10101B   

S3A7 - TS0 SEG23 SSISCK1 
USB_OVRCUR

B 
SD0DAT4   

S3A3 A18 TS0 SEG23 - 
USB_OVRCUR

B 
SD0DAT4   

P205 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01001B ▲SEG20, 

▼SSIWS1 
S3A7 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

S3A3 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B PSEL 10011B PSEL 10101B ISEL  

S3A7 A16 TSCAP - SSIWS1 
USB_OVRCUR

A 
SD0DAT3 IRQ1  

S3A3 A16 TSCAP SEG20 - 
USB_OVRCUR

A 
SD0DAT3 IRQ1  
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Port MCU Select Comments 

P206 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▲SEG12, 

▼SSIDATA1 
S3A7 GTIU RXD4 SSLB1 SDA1 WAIT TS1 - SSIDATA1 

S3A3 GTIU RXD4 SSLB1 SDA1 WAIT TS1 SEG12 - 

 PSEL 10011B PSEL 10101B ISEL      

S3A7 USB_VBUSEN SD0DAT2 IRQ0      

S3A3 USB_VBUSEN SD0DAT2 IRQ0      

P212/EXTAL 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B ISEL    ▲GTETRGB, 

▲GTIOC0B, 

▼GTETRGD 
S3A7 AGTEE1 GTETRGD - RXD1 IRQ3    

S3A3 AGTEE1 GTETRGB GTIOC0B RXD1 IRQ3    

P213/EXTAL 

 PSEL 00010B PSEL 00011B PSEL 00101B ISEL     ▲GTETRGA, 

▲GTIOC0A, 

▼GTETRGC 
S3A7 GTETRGC - TXD1 IRQ2     

S3A3 GTETRGA GTIOC0A TXD1 IRQ2     

P300 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00110B     ▲GTOUUP 

S3A7 TCK/SWCLK - GTIOC0A SSLB1     

S3A3 TCK/SWCLK GTOUUP GTIOC0A SSLB1     

P301 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B ▲AGTIO0, 

▲CTS9, ▲TS9 
S3A7 - GTOULO GTIOC4B RXD2 - SSLB2 A6 - 

S3A3 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 A6 TS9 

 PSEL 01101B ISEL       

S3A7 SEG1/COM5 IRQ6       

S3A3 SEG1/COM5 IRQ6       

P302 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▲TS8 

S3A7 GTOUUP GTIOC4A TXD2 SSLB3 A7 - SEG2/COM6 IRQ5 

S3A3 GTOUUP GTIOC4A TXD2 SSLB3 A7 TS8 SEG2/COM6 IRQ5 
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Port MCU Select Comments 

P303 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B    ▲TS2, ▲SD0DAT0 

S3A7 GTIOC7B A8 - SEG3/COM7 -    

S3A3 GTIOC7B A8 TS2 SEG3/COM7 SD0DAT0    

P304 

 PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B ISEL   ▲TS11, ▲SD0WP 

S3A7 GTIOC7A A9 - SEG17 - IRQ9   

S3A3 GTIOC7A A9 TS11 SEG17 SD0WP IRQ9   

P305 

 PSEL 01011B PSEL 01101B PSEL 10001B PSEL 10101B ISEL    ▲QSPCLK, 

▲SD0CD 
S3A7 A10 SEG16 - - IRQ8    

S3A3 A10 SEG16 QSPCLK SD0CD IRQ8    

P306 

 PSEL 01011B PSEL 01101B PSEL 10001B      ▲QSSL 

S3A7 A11 SEG15 -      

S3A3 A11 SEG15 QSSL      

P307 

 PSEL 01011B PSEL 01101B PSEL 10001B      ▲QIO0 

S3A7 A12 SEG14 -      

S3A3 A12 SEG14 QIO0      

P308 

 PSEL 01011B PSEL 01101B PSEL 10001B      ▲QIO1 

S3A7 A13 SEG13 -      

S3A3 A13 SEG13 QIO1      

P309 

 PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10001B     ▲RXD3, ▲QIO2, 

▼SEG12 
S3A7 - A14 SEG12 -     

S3A3 RXD3 A14 - QIO2     

P310 

 PSEL 00001B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10001B    ▲AGTEE1, 

▲TXD3, ▲QIO3, 

▼SEG11 
S3A7 - - A15 SEG11 -    

S3A3 AGTEE1 TXD3 A15 - QIO3       
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Port MCU Select Comments 

P311 

 PSEL 00001B PSEL 00101B PSEL 01011B PSEL 01101B     ▲AGTOB1, 

▲SCK3, ▼SEG10 
S3A7 - - CS2# SEG10     

S3A3 AGTOB1 SCK3 CS2# -     

P312 

 PSEL 00001B PSEL 00101B PSEL 01011B PSEL 01101B     ▲AGTOA1, 

▲CTS3, ▼SEG9 
S3A7 - - CS3# SEG9     

S3A3 AGTOA1 CTS3 CS3# -     

P313 

 PSEL 01011B PSEL 01101B PSEL 10101B      ▲A20, ▼SEG20 

S3A7 - SEG20 SD0DAT7      

S3A3 A20 - SD0DAT7      

P314 

 PSEL 01010B PSEL 01011B PSEL 01101B      ▲A21, ▲ADTRG0, 

▼SEG4  
S3A7 - - SEG4      

S3A3 ADTRG0 A21 -      

P315 

 PSEL 00100B PSEL 01011B PSEL 01101B      ▲A22, ▲RXD4, 

▼SEG5 
S3A7 - - SEG5      

S3A3 RXD4 A22 -      

P400 

 PSEL 00001B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO1, 

▲SCK1, 

▲CACREF, 

▲SEG4 

S3A7 - GTIOC6A SCK4 - SCL0 - TS20 - 

S3A3 AGTIO1 GTIOC6A SCK4 SCK1 SCL0 CACREF TS20 SEG4 

 PSEL 10010B ISEL       

S3A7 AUDIO_CLK IRQ0       

S3A3 AUDIO_CLK IRQ0       
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Port MCU Select Comments 

P401 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10000B ▲TDX1, ▲SEG5 

S3A7 GTETRGA GTIOC6B CTS4 - SDA0 TS19 - CTX0   

S3A3 GTETRGA GTIOC6B CTS4 TXD1 SDA0 TS19 SEG5 CTX0   

 ISEL          

S3A7 IRQ5          

S3A3 IRQ5          

P402 

 PSEL 00001B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10000B ISEL PSEL Don’t Care  ▲RXD1, ▲SEG6,  

▲AGTIO0_E/AGTIO1 

S3A7 - - TS18 - CRX0 IRQ4 
RTCIC0/AGTIO0/ 

AGTIO1 
 

S3A3 
AGTIO0_E/AGTI

O1 
RXD1 TS18 SEG6 CRX0 IRQ4 RTCIC0  

P403 

 PSEL 00001B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 10010B PSEL Don’t Care   ▲CTS1 

▲AGTIO0_F/AGTIO1 

S3A7 - GTIOC3A - TS17 SSISCK0 
RTCIC1/AGTIO0/ 

AGTIO1 
  

S3A3 
AGTIO0_F/AGTI

O1 
GTIOC3A CTS1 TS17 SSISCK0 RTCIC1   

P404 

 PSEL 00011B PSEL 01100B PSEL 10010B PSEL Don’t Care     ▼TS16 

S3A7 GTIOC3B TS16 SSIWS0 RTCIC2     

S3A3 GTIOC3B - SSIWS0 RTCIC2     

P405 

 PSEL 00011B PSEL 01100B PSEL 10010B      ▼TS15 

S3A7 GTIOC1A TS15 SSITXD0      

S3A3 GTIOC1A - SSITXD0      

P406 

 PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10010B     ▲SSLA3, ▼TS14 

S3A7 GTIOC1B - TS14 SSIRXD0     

S3A3 GTIOC1B SSLA3 - SSIRXD0     
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Port MCU Select Comments 

P407 

  PSEL 00001B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01001B PSEL 01010B PSEL 01100B PSEL 01101B ▲AGTIO0, 

▲SEG11 
S3A7 - CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 - 

S3A3 AGTIO0 CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

  PSEL 10011B               

S3A7 USB_VBUS               

S3A3 USB_VBUS               

P408 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10011B ▲GTIOC5B, 

▲CTS1, ▲SCL0, 

▲SEG10 
S3A7 GTOWLO - - RXD3 - TS4 - USB_ID 

S3A3 GTOWLO GTIOC5B CTS1 RXD3 SCL0 TS4 SEG10 USB_ID 

  ISEL               

S3A7 IRQ7              

S3A3 IRQ7               

P409 

  PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10011B ISEL   ▲GTIOC5A, 

▲SEG9 
S3A7 GTOWUP - TXD3 TS5 - USB_EXICEN IRQ6   

S3A3 GTOWUP GTIOC5A TXD3 TS5 SEG9 USB_EXICEN IRQ6   

P410 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲SEG8 

S3A7 AGTOB1 GTOVLO GTIOC9B RXD0 SCK3 MISOA TS6 - 

S3A3 AGTOB1 GTOVLO GTIOC9B RXD0 SCK3 MISOA TS6 SEG8 

  PSEL 10101B ISEL             

S3A7 SD0DAT1 IRQ5            

S3A3 SD0DAT1 IRQ5             
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Port MCU Select Comments 

P411 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲SEG7 

S3A7 AGTOA1 GTOVUP GTIOC9A TXD0 CTS3 MOSIA TS7 - 

S3A3 AGTOA1 GTOVUP GTIOC9A TXD0 CTS3 MOSIA TS7 SEG7 

 PSEL 10101B ISEL       

S3A7 SD0DAT0 IRQ4       

S3A3 SD0DAT0 IRQ4       

P412 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 01100B PSEL 10101B    ▼TS8 

S3A7 GTOULO SCK0 RSPCKA TS8 SD0CMD    

S3A3 GTOULO SCK0 RSPCKA - SD0CMD    

P413 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 01100B PSEL 10101B    ▼TS9 

S3A7 GTOUUP CTS0 SSLA0 TS9 SD0CLK    

S3A3 GTOUUP CTS0 SSLA0 - SD0CLK    

P414 

 PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10101B ISEL    ▲GTIOC0B, 

▲IRQ9, ▼TS10 
S3A7 - SSLA1 TS10 SD0WP -    

S3A3 GTIOC0B SSLA1 - SD0WP IRQ9    

P415 

 PSEL 00011B PSEL 00110B PSEL 01100B PSEL 10101B ISEL    ▲GTIOC0A, 

▲SD0CD, ▲IRQ8, 

▼TS11 
S3A7 - SSLA2 TS11 - -    

S3A3 GTIOC0A SSLA2 - SD0CD IRQ8    

P500 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTIOC2A, 

▲CMPREF1 
S3A7 AGTOA0 GTIU - SEG48 QSPCLK USB_VBUSEN AN016 - 

S3A3 AGTOA0 GTIU GTIOC2A SEG48 QSPCLK USB_VBUSEN AN016 CMPREF1 
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Port MCU Select Comments 

P501 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ▲GTIOC2B, ▲TXD3, 

▲CMPIN1 
S3A7 AGTOB0 GTIV - - SEG49 QSSL USB_OVRCURA AN017 

S3A3 AGTOB0 GTIV GTIOC2B TXD3 SEG49 QSSL USB_OVRCURA AN017 

 ASEL CMP ISEL       

S3A7 - IRQ11       

S3A3 CMPIN1 IRQ11       

P502 

 PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTIOC3B, ▲RXD3, 

▲CMPREF0 
S3A7 GTIW - - SEG50 QIO0 USB_OVRCURB AN018 - 

S3A3 GTIW GTIOC3B RXD3 SEG50 QIO0 USB_OVRCURB AN018 CMPREF0 

 ISEL        

S3A7 IRQ12        

S3A3 IRQ12        

P503 

 PSEL 00010B PSEL 00100B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲GTETRGA, 

▲CTS2, ▲SCK3, 

▲AN023, ▲CMPIN0, 

▼AN019, 

▼GTETRGC 

S3A7 GTETRGC - - SEG51 QIO1 USB_EXICEN AN019 - 

S3A3 GTETRGA CTS2 SCK3 SEG51 QIO1 USB_EXICEN AN023 CMPIN0 

P504 

 PSEL 00010B PSEL 00100B PSEL 00101B PSEL 01011B PSEL 10001B PSEL 10011B ASEL ADC  ▲GTETRGB, 

▲SCK2, ▲CTS3, 

▲AN024, ▲ALE, 

▼AN020, 

▼GTETRGD 

S3A7 GTETRGD - - - QIO2 USB_ID AN020  

S3A3 GTETRGB SCK2 CTS3 ALE QIO2 USB_ID AN024  

P505 

 PSEL 00100B PSEL 10001B ASEL ADC ISEL     ▲RXD2, ▲AN025, 

▼AN021 
S3A7 - QIO3 AN021 IRQ14     

S3A3 RXD2 QIO3 AN025 IRQ14     

P506 

 PSEL 00100B ASEL ADC ISEL      ▲TXD2, ▲AN026, 

▼AN022 S3A7 - AN022 IRQ15      

S3A3 TXD2 AN026 IRQ15      
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Port MCU Select Comments 

P507 

 ASEL ADC        ▲AN027, ▼AN023 

S3A7 AN023        

S3A3 AN027        

P511 

 PSEL 00011B PSEL 00100B PSEL 00111B PSEL 10000B ISEL    ▲CRX0 

S3A7 GTIOC0B RXD4 SDA2 - IRQ15    

S3A3 GTIOC0B RXD4 SDA2 CRX0 IRQ15    

P512 

 PSEL 00011B PSEL 00100B PSEL 00111B PSEL 10000B ISEL    ▲CTX0 

S3A7 GTIOC0A TXD4 SCL2 - IRQ14    

S3A3 GTIOC0A TXD4 SCL2 CTX0 IRQ14    

P600 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC6B, 

▲SCK9, 

▲SD0DAT7 
S3A7 - - RD SEG41 -    

S3A3 GTIOC6B SCK9 RD SEG41 SD0DAT7    

P601 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC6A, 

▲RXD9, 

▲SD0DAT6 
S3A7 - - WR/WR0 SEG40 -    

S3A3 GTIOC6A RXD9 WR/WR0 SEG40 SD0DAT6    

P602 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC7B, 

▲TXD9, 

▲SD0DAT5 
S3A7 - - EBCLK SEG39 -    

S3A3 GTIOC7B TXD9 EBCLK SEG39 SD0DAT5    

P603 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲GTIOC7A, 

▲CTS9, 

▲SD0DAT4 
S3A7 - - D13 SEG38 -    

S3A3 GTIOC7A CTS9 D13 SEG38 SD0DAT4    

P604 

 PSEL 00011B PSEL 01011B PSEL 01101B      ▲GTIOC8B 

S3A7 - D12 SEG37      

S3A3 GTIOC8B D12 SEG37      
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Table 4. 15 144 Pin Package Difference (15 of 17) 

Port MCU Select Comments 

P605 

 PSEL 00011B PSEL 01011B PSEL 01101B          ▲GTIOC8A 

S3A7 - D11 SEG36          

S3A3 GTIOC8A D11 SEG36          

P606 

 PSEL 01001B PSEL 01101B           ▲RTCOUT_B 

S3A7 - SEG35           

S3A3 RTCOUT_B SEG35           

P608 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B         ▲GTIOC4B, 

▲SD0DAT1 
S3A7 - A0/BC0 SEG28 -         

S3A3 GTIOC4B A0/BC0 SEG28 SD0DAT1         

P609 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B         ▲GTIOC5A, 

▲SD0DAT2 
S3A7 - CS1# SEG29 -         

S3A3 GTIOC5A CS1# SEG29 SD0DAT2         

P610 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B         ▲GTIOC5B, 

▲SD0DAT3 
S3A7 - CS0# SEG30 -         

S3A3 GTIOC5B CS0# SEG30 SD0DAT3         

P700 

 PSEL 00011B PSEL 00110B PSEL 01100B          ▲MISOA, ▼TS32 

S3A7 GTIOC5A - TS32          

S3A3 GTIOC5A MISOA -          

P701 

 PSEL 00011B PSEL 00110B PSEL 01100B          ▲MISOA, ▼TS33 

S3A7 GTIOC5B - TS33          

S3A3 GTIOC5B MISOA -          

P702 

 PSEL 00011B PSEL 00110B PSEL 01100B          ▲RSPCKA, 

▼TS34 
S3A7 GTIOC6A - TS34          

S3A3 GTIOC6A RSPCKA -          
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Table 4. 16 144 Pin Package Difference (16 of 17) 

Port MCU Select Comments 

P703 

 PSEL 00011B PSEL 00110B PSEL 01001B         ▲SSLA0, 

▲VCOUT 
S3A7 GTIOC6B - -         

S3A3 GTIOC6B SSLA0 VCOUT         

P704 

 PSEL 00001B PSEL 00110B          ▲AGTO0, 

▲SSLA1 
S3A7 - -          

S3A3 AGTO0 SSLA1          

P705 

 PSEL 00001B PSEL 00110B          ▲AGTIO0, 

▲SSLA2 
S3A7 - -          

S3A3 AGTIO0 SSLA2          

P708 

 PSEL 00101B PSEL 00110B PSEL 01010B PSEL 01100B ISEL       ▼CACREF, 

▼TS12 
S3A7 RXD1 SSLA3 CACREF TS12 IRQ11       

S3A3 RXD1 SSLA3 - - IRQ11       

P709 

 PSEL 00101B PSEL 01100B ISEL         ▼TS13 

S3A7 TXD1 TS13 IRQ10         

S3A3 TXD1 - IRQ10         

P710 

 PSEL 00101B PSEL 01011B PSEL 01100B         ▲A17, ▼TS35 

S3A7 SCK1 - TS35         

S3A3 SCK1 A17 -         

P711 

 PSEL 00001B PSEL 00101B          ▲AGTEE0 

S3A7 - CTS1          

S3A3 AGTEE0 CTS1          

P712 

 PSEL 00001B PSEL 00011B          ▲AGTOB0 

S3A7 - GTIOC2B          

S3A3 AGTOB0 GTIOC2B          
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Table 4. 17 144 Pin Package Difference (17 of 17) 

Port MCU Select Comments 

P713 

 PSEL 00001B PSEL 00011B       ▲AGTOA0 

S3A7 - GTIOC2A       

S3A3 AGTOA0 GTIOC2A       

P804 

 PSEL 00011B PSEL 01101B       ▲GTIOC9B 

S3A7 - SEG43       

S3A3 GTIOC9B SEG43       

P805 

 PSEL 00011B PSEL 01101B       ▲GTIOC9A 

S3A7 - SEG42       

S3A3 GTIOC9A SEG42       

P808 

 PSEL 01101B PSEL 10101B       ▲SD0CLK 

S3A7 SEG18 -       

S3A3 SEG18 SD0CLK       

P809 

 PSEL 01101B PSEL 10101B       ▲SD0CMD 

S3A7 SEG19 -       

S3A3 SEG19 SD0CMD       

P900 

 PSEL 00100B PSEL 01011B PSEL 01101B      ▲A23, ▲TXD4, 

▼SEG6 
S3A7 - - SEG6      

S3A3 TXD4 A23 -      

P901 

 PSEL 00001B PSEL 00100B PSEL 01101B      ▲AGTIO1, 

▲SCK4, ▼SEG7 
S3A7 - - SEG7      

S3A3 AGTIO1 SCK4 -      

P902 

 PSEL 00001B PSEL 00100B PSEL 01101B      ▲AGTO1, ▲CTS4, 

▼SEG8 
S3A7 - - SEG8      

S3A3 AGTO1 CTS4 -      
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ホームページとサポート窓口 

サポート: https://synergygallery.renesas.com/support 

技術的なお問い合わせ先: 

 米国: https://www.renesas.com/en-us/support/contact.html 

 欧州: https://www.renesas.com/en-eu/support/contact.html 

 日本: https://www.renesas.com/ja-jp/support/contact.html 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

すべての商標および登録商標は，それぞれの所有者に帰属します。 
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■営業お問合せ窓口

■技術的なお問合せおよび資料のご請求は下記へどうぞ。
　総合お問合せ窓口：https://www.renesas.com/contact/

ルネサスエレクトロニクス株式会社　〒135-0061　東京都江東区豊洲3-2-24（豊洲フォレシア）

© 2017  Renesas Electronics Corporation. All rights reserved.

Colophon 5.0

http://www.renesas.com
※営業お問合せ窓口の住所は変更になることがあります。最新情報につきましては、弊社ホームページをご覧ください。

ご注意書き

1. 本資料に記載された回路、ソフトウェアおよびこれらに関連する情報は、半導体製品の動作例、応用例を説明するものです。お客様の機器・システムの設計におい

て、回路、ソフトウェアおよびこれらに関連する情報を使用する場合には、お客様の責任において行ってください。これらの使用に起因して生じた損害（お客様

または第三者いずれに生じた損害も含みます。以下同じです。）に関し、当社は、一切その責任を負いません。

2. 当社製品、本資料に記載された製品データ、図、表、プログラム、アルゴリズム、応用回路例等の情報の使用に起因して発生した第三者の特許権、著作権その他の

知的財産権に対する侵害またはこれらに関する紛争について、当社は、何らの保証を行うものではなく、また責任を負うものではありません。

3. 当社は、本資料に基づき当社または第三者の特許権、著作権その他の知的財産権を何ら許諾するものではありません。

4. 当社製品を、全部または一部を問わず、改造、改変、複製、その他の不適切に使用しないでください。かかる改造、改変、複製等により生じた損害に関し、当社

は、一切その責任を負いません。

5. 当社は、当社製品の品質水準を「標準水準」および「高品質水準」に分類しており、各品質水準は、以下に示す用途に製品が使用されることを意図しております。

標準水準： コンピュータ、OA機器、通信機器、計測機器、AV機器、

家電、工作機械、パーソナル機器、産業用ロボット等

高品質水準： 輸送機器（自動車、電車、船舶等）、交通制御（信号）、大規模通信機器、

金融端末基幹システム、各種安全制御装置等

当社製品は、直接生命・身体に危害を及ぼす可能性のある機器・システム（生命維持装置、人体に埋め込み使用するもの等）、もしくは多大な物的損害を発生させ

るおそれのある機器・システム（宇宙、海底中継器、原子力制御システム、航空機制御システム、プラント基幹システム、軍事機器等）に使用されることを意図

しておらず、これらの用途に使用することはできません。たとえ、意図しない用途に当社製品を使用したことにより損害が生じても、当社は一切その責任を負い

ません。

6. 当社製品をご使用の際は、最新の製品情報（データシート、ユーザーズマニュアル、アプリケーションノート、信頼性ハンドブックに記載の「半導体デバイスの使

用上の一般的な注意事項」等）をご確認の上、当社が指定する最大定格、動作電源電圧範囲、放熱特性、実装条件その他指定条件の範囲内でご使用ください。指

定条件の範囲を超えて当社製品をご使用された場合の故障、誤動作の不具合および事故につきましては、当社は、一切その責任を負いません。

7. 当社は、当社製品の品質および信頼性の向上に努めていますが、半導体製品はある確率で故障が発生したり、使用条件によっては誤動作したりする場合がありま

す。また、当社製品は耐放射線設計を行っておりません。仮に当社製品の故障または誤動作が生じた場合であっても、人身事故、火災事故その他社会的損害等を

生じさせないよう、お客様の責任において、冗長設計、延焼対策設計、誤動作防止設計等の安全設計およびエージング処理等、お客様の機器・システムとしての

出荷保証を行ってください。特に、マイコンソフトウェアは、単独での検証は困難なため、お客様の機器・システムとしての安全検証をお客様の責任で行ってく

ださい。

8. 当社製品の環境適合性等の詳細につきましては、製品個別に必ず当社営業窓口までお問合せください。ご使用に際しては、特定の物質の含有・使用を規制する

RoHS指令等、適用される環境関連法令を十分調査のうえ、かかる法令に適合するようご使用ください。かかる法令を遵守しないことにより生じた損害に関して、

当社は、一切その責任を負いません。

9. 当社製品および技術を国内外の法令および規則により製造・使用・販売を禁止されている機器・システムに使用することはできません。また、当社製品および技術

を、(1)核兵器、化学兵器、生物兵器等の大量破壊兵器およびこれらを運搬することができるミサイル（無人航空機を含みます。）の開発、設計、製造、使用もし

くは貯蔵等の目的、(2)通常兵器の開発、設計、製造または使用の目的、または(3)その他の国際的な平和および安全の維持の妨げとなる目的で、自ら使用せず、か

つ、第三者に使用、販売、譲渡、輸出、賃貸もしくは使用許諾しないでください。

当社製品および技術を輸出、販売または移転等する場合は、「外国為替及び外国貿易法」その他日本国および適用される外国の輸出管理関連法規を遵守し、それら

の定めるところに従い必要な手続きを行ってください。

10. お客様の転売、貸与等により、本書（本ご注意書きを含みます。）記載の諸条件に抵触して当社製品が使用され、その使用から損害が生じた場合、当社は一切その

責任を負わず、お客様にかかる使用に基づく当社への請求につき当社を免責いただきます。

11. 本資料の全部または一部を当社の文書による事前の承諾を得ることなく転載または複製することを禁じます。

12. 本資料に記載された情報または当社製品に関し、ご不明点がある場合には、当社営業にお問い合わせください。

注1. 本資料において使用されている「当社」とは、ルネサスエレクトロニクス株式会社およびルネサスエレクトロニクス株式会社がその総株主の議決権の過半数を

直接または間接に保有する会社をいいます。

注2. 本資料において使用されている「当社製品」とは、注1において定義された当社の開発、製造製品をいいます。

(Rev.3.0-1  2016.11)
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