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* "DNF" marking means that component
is not fitted by default.
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LCD Direct Drive Header (TFT), Pmod
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Board Code:

RX65N Microcontroller-2
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Renesas Starter Kit+ for RX65N
CPU Board Schematics
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RX65N Microcontroller-1

PSU, RESET, Switches, LEDs

E1 Emulator, USB to Serial Interface

Application Headers

Note:

R : Fixed Resistor
RV : Potentiometer

U : Integrated Circuit
X : Crystal, Oscillator
RES : Reset Switch
SW  : Switch
LED : Light Emitting Diode
PWR : Power Jack
J : Connector, Jumper
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REEL Drawing No. D014352_04
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MCU Pin Function Select-2

MCU & Emulator Mode Setting

SDHI, SDSI, RCAN, PDC Interface
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USB0
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31.05.2016

C : Capacitor

L : Inductor

D : Diode

YOI
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Note:
Microcontroller's pins are not described

RX65N Microcontroller-1

by the full pin function.
For full pin function details, refer to
RX65N & RX651 datasheet.

(32.768kHz CL=12.5pF)
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Note:
Microcontroller's pins are not described
by the full pin function.
For full pin function details, refer to
RX65N & RX651 datasheet.

Application Header (JA3)
SDCSn On-board SDRAM (BD-SDCSn) / Application Header JA3 (CON-SDCSn)
(CS1n)

Chip Select

CS0n
CSn Interface

Application Header (JA3)
CS4n

Interface
SSLA0-B On-board SPI Serial Flash

RSPI Slave Select
SSL

Interface
QSSL-A On-board QSPI Serial Flash (BD-QSSL-A) / TFT Header (TFT-QSSL-A)

QSPI Slave Select
QSSL

(RV1)

RX65N Microcontroller-2
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MCU Pin Function Select-1
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SW5
Pin1
Pin2
Pin3
Pin4
Pin5
Pin6
Pin7
Pin8
Pin9
Pin10

Default
ON
OFF

OFF

OFF

OFF

ON

ON

ON
OFF

OFF

SW6
Pin1
Pin2
Pin3
Pin4
Pin5
Pin6
Pin7
Pin8
Pin9
Pin10

Default
ON
OFF
ON

ON

ON

ON

OFF

OFF

OFF

OFF

SW7
Pin1
Pin2
Pin3
Pin4
Pin5
Pin6
Pin7
Pin8
Pin9
Pin10

Default
ON

OFF

ON

ON

OFF

OFF

OFF

OFF

ON

ON

SW8
Pin1
Pin2
Pin3
Pin4
Pin5
Pin6
Pin7
Pin8
Pin9
Pin10

Default
ON
OFF
ON
OFF
ON
OFF
ON
OFF
OFF
OFF

Default setting of DIP Switches.

PC4(Pin66)

P77(Pin68)P77(Pin68)

P80(Pin65)
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PC4(Pin66)
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PB4(Pin81)
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SW8
SW DIP-10/SM

R196 0R(DNF)

R188 0R(DNF)

SW5
SW DIP-10/SM

R398 0R(DNF)

R369 0R(DNF)

R216 0R(DNF)

R359 0R(DNF)

R100 0R

SW6
SW DIP-10/SM

SW7
SW DIP-10/SM

R365 0R
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MCU Pin Function Select-2

P03(Pin4)

P05(Pin2)

P24(Pin33)

P33(Pin26)

P40(Pin141)

P90(Pin131)

PA0(Pin97)

PA1(Pin96)

PA3(Pin94)

PA4(Pin92)

PA5(Pin90)

PA6(Pin89)

PB0(Pin87)

PC0(Pin75)

PC1(Pin73)

PC2(Pin70)

PC3(Pin67)

PE1(Pin110)

PE2(Pin109)

PE3(Pin108)

PE4(Pin107)

PE5(Pin106)

P92(Pin128)

P21(Pin36)

Default setting "Pin1-2 shorted"

Default setting "Pin1-2 shorted"

Default setting "Pin1-2 shorted"

P14(Pin43)

P15(Pin42)

P17(Pin38)

P20(Pin37)

P22(Pin35)

P23(Pin34)

P25(Pin32)

P32(Pin27)

P44(Pin136)

P45(Pin135)

P46(Pin134)

P47(Pin133)

P50(Pin56)

P52(Pin54)

P51(Pin55)

P54(Pin52)

P55(Pin51)

P73(Pin77)

P74(Pin72)

Default setting "Pin2-3 shorted"

P76(Pin69)

P83(Pin58)

P86(Pin41)

P87(Pin39)

Default setting "Pin1-2 shorted"

PA7(Pin88)

PB1(Pin84)

PB7(Pin78)

PC5(Pin62)

PC6(Pin61)

PC7(Pin60)

PD1(Pin125)

PE0(Pin111)

PF5(Pin9)
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PIXD4

PIXD3

PIXD0

EDREQ0_PIXD6_SCK0_MTIOC3B EDREQ0
PIXD6
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MTIOC3B

EDACK0_PIXD7_MTIOC3D EDACK0
PIXD7

YDRIVE_PIXD5_RXD0_MTIOC1B

MTIOC3D

MTCLKA

MTCLKB

XDRIVE
HSYNC

XDRIVE_HSYNC_MTCLKB
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CTX0
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AN004_XINPUT1

AN005_YINPUT1
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AN007_YINPUT2
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YINPUT1
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XINPUT1
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RDn
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P55
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BD-QSSL-A
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RXD7
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JA2-22-MTIOC4C
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RXD5
A3

WRn_WR0n_TXD2

A4

MOSIA-B

A5

A6

MISOA-B

A7

A6_MOSIA-B

A7_MISOA-B

IO6
A8_IO6 A8

IO7
A9_IO7 A9

SDSID1-B
A15_SDSID1-B A15

ET0ERXD3

ET0ERXD2

ET0RXDV

A21
ET0ETXD2

A21_ET0ETXD2

A22
ET0ETXD3

A22_ET0ETXD3

D1D1_POE0n
POE0n

D8
IO0

D8_IO0

RL78G1CCTS_IRQ4 RL78G1CCTS
IRQ4

MTIOC3C
CTS0RTS0

PJ5
CTS2RTS2

TDI_RXD1 TDI
RXD1

TXD1
TDOTDO_TXD1

A1_SCK5
SCK5

A4_TXD5_SSLA0-B

ET0COL_UB
ET0COL

UB

RL78G1CRTS_MTIOC3C_CTS0RTS0

LED3_PJ5_CTS2RTS2

BD-QIO0-A

CON-SDCSn
BD-SDCSnSDCSn

SCK10

RL78G1CRTS

LED3

ET0RXCLK_REF50CK0

ET0LINKSTA

SSLA0-B
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R418 0R

R128 0R(DNF)

R124 0R(DNF)

R144 0R(DNF)

R314 0R

R391 0R(DNF)
R92 0R(DNF)

J14 PA4

1
2

3

R236 0R

R123 0R

R140 0R(DNF)

R284 0R

J10 P76

1
2

3

R282 0R

R226 0R(DNF)

R285 0R

R330 0R

R260 0R(DNF)

R222 0R

R108 0R(DNF)

J12 PA5

1
2

3

J11 PA7

1
2

3

R402 0R(DNF)

R223 0R

R46 0R(DNF)

R224 0R

R280 0R

R220 0R

R378 0R

R240 0R

R203 0R(DNF)

R221 0R

R405 0R

R337 0R(DNF)

R112 0R(DNF)

R251 0R(DNF)

R204 0RR192 0R(DNF)

R158 0R(DNF)

R183 0R(DNF)

R194 0R

R85 0R(DNF)

R146 0R(DNF)

R276 0R

R324 0R(DNF)

R186 0R(DNF)

R348 0R(DNF)

R340 0R(DNF)

R37 0R

R89 0R(DNF)

R48 0R(DNF)

R160 0R(DNF)

R93 0R

R308 0R

R230 0R(DNF)

R67 0R

R422 0R(DNF)

R379 0R(DNF)

R336 0R

R277 0R(DNF)

R162 0R(DNF)

R98 0R

R232 0R(DNF)

R113 0R(DNF)

R389 0R(DNF)

R138 0R(DNF)

R166 0R

R105 0R(DNF)

R77 0R(DNF)

R252 0R

R438 0R

R380 0R

R373 0R

R331 0R(DNF)

R215 0R

R118 0R(DNF)

R15 0R
R95 0R(DNF)

R147 0R(DNF)

R133 0R(DNF)

J13 PA6

1
2

3

R238 0R

R154 0R

R396 0R(DNF)

R165 0R(DNF)

R225 0R

R234 0R(DNF)

R121 0R(DNF)

R103 0R(DNF)

R339 0R(DNF)

R131 0R

R388 0R(DNF)

R390 0R(DNF)

R235 0R

R329 0R

R110 0R(DNF)

R338 0R(DNF)

R86 0R(DNF)

R159 0R(DNF)

R107 0R(DNF)

R45 0R(DNF)

R386 0R(DNF)

R119 0R(DNF)

R281 0R

R392 0R

R387 0R(DNF)

R187 0R(DNF)

R184 0R(DNF)

R42 0R

R82 0R

R101 0R

R310 0R

R249 0R

R335 0R

R253 0R

R55 0R

R157 0R(DNF)

R132 0R

R283 0R

R257 0R(DNF)

R74 0R(DNF)

R353 0R(DNF)

R106 0R(DNF)

R26 0R

R306 0R

R80 0R(DNF)

R393 0R(DNF)

R291 0R(DNF)

R233 0R(DNF)

J6 PC7(DNF)

1
2

3

R83 0R(DNF)

R130 0R(DNF)

R354 0R(DNF)

R237 0R

R279 0R

R355 0R(DNF)

R97 0R(DNF)

R288 0R

R227 0R(DNF)

R341 0R

R275 0R(DNF)

R139 0R(DNF)

R278 0R

R70 0R

R381 0R
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Option pull-up resistor

Self Powered

Single Chip Mode

Power Configuration

ON
ON

MCU & Emulator Mode Setting

Boot Mode (SCI)
ON

OFF

1

USB Boot Mode

2

SW4 Pin1

3

SW4 Pin2

4 5

MCU Operating Mode Configuration
Operating Mode

6

Power Configuration for USB Boot Mode

OFF

7

SW4 Pin3

Don't care

8 OFF
ON

Bus Powered

J15 Emulator Configuration

Emulator Configuration

Shorted Pin1-2
Shorted Pin2-3

all open

E1 debugging with Hot plug-in
E1 normal debugging
Microcontroller single operation (without E1/E20)
DO NOT SET

Simple IIC pull-up resistor

SW4
Pin1
Pin2
Pin3
Pin4

Default

OFF

Default setting of SW4.

OFF
OFF

OFF

Warning:
When the voltage of your PDC target system differs from this board, please do not fit resistor R273.
Please fix pull-up resistor on your PDC target system.
Be careful also of the warning message of the PDC interface on Page10.

UB
NMIn

MD_FINED

EMLE

ADTRG0n

WRn
MTIOC0D_IRQ3-DS

IRQ4

IRQ8
IRQ9

EDREQ0
EDACK0

MTIOC0C_IRQ2-DS

IRQ10
IRQ11

WR0n

WAITn

WR1n
RDn

CON-SDCSn
CS0n

POE0n

CS4n

TFT-QSSL-A

SSDA7
SSCL7

PDC-SSDA7
PDC-SSCL7

JA2-7-MTIOC0B_IRQ5
JA2-21-MTIOC0B_IRQ5

IRQ7

IRQ13

RL78G1CCTS

Board_3V3

Board_3V3

GROUND

Board_3V3

GROUND

Board_3V3 Board_3V3

Board_3V3

GROUND

Board_3V3

Board_3V3
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R
272

4K
7

R117 10K

R286 100R

R195 10K(DNF)
R91 10K(DNF)

R441 10K(DNF)

R219 10K

R323 10K

R163 10K

R445 10K(DNF)

R
416

4K
7

R
273

0R
(D

N
F

)

R115 1K

R
417

4K
7

SW4
MODE

R
271

4K
7

R102 0R

R200 10K

R287 100R

R134 10K

R
419

4K
7

R136 10K

R443 10K(DNF)

R34 10K

R421 10K

R254 10K

R35 10K

R94 10K(DNF)

R33 10K

R451 10K

R259 10K

R217 10K

R420 10K

J15
EMLE(DNF)

1
2

3

R319 10K

R99 10K(DNF)

R164 10K

R114 4K7



5

5

4

4

3

3

2

2

1

1

D D

C C

B B

A A

Renesas System Design Co., Ltd.

Ground Test Point

Switches, LEDs, RESET

ORANGE

RED

RED

GREEN GREEN

2.2uH

GREEN

KLDX-SMT2-0202-A

Positive centre
5VDC

Power Supply Unit

CR2032 Coin cell holder for VBATT

1059

IRQ8

ADTRG0n

RESn

LED0

LED1

LED2

LED3

IRQ9

GROUND

Board_3V3

GROUND

GROUND

GROUND

UC_VCC

CON_3V3 Board_3V3

GROUND

UC_VCC

GROUND GROUND

Board_5V
VBATT

GROUND

GROUND

Board_3V3

Unregulated_VCC

Board_3V3

Board_3V3

Board_5VUSB_5VCON_5V

GROUND

GROUND

GROUND

SD_3V3

VBUS0

Title

Size Document Number Rev

Date: Sheet of

R20UT3557EG0100 1.00

RSK+RX65N [PSU, Reset, Switches, LEDs]
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PWR

1 2

3

GND1(DNF)

L6B
LM

21P
G

300S
N

1

R312
0R

R248
0R_2012

R71 0R

+ C66
68uF

LED1

R66 0R

GND5(DNF)

R447 0R

R79 0R

R313
4K7

R264 100K

RES

C68
10uF_2012

R141 0R

GND6(DNF)

C72
100nF

R309 1K6

5V_PWR

J17
USB_PWR_SEL(DNF)

1 2

R265
10K

R244
0R(DNF)

U12
RAA230214

TEST1
1

VPIN11
7

LOUT11
5

II1
2

PGND11
3

PGND12
4

LOUT12
6

VPIN12
8

VPIN2
9

OUT2
10

II2
11

PG
12

AVDD
13

AGND
14

TEST2
15 VREG
16

TEST3
17

DSTB
18

SHDNB2
19SHDNB1
20

C71
1uF_3216

R444 100K

R246
0R(DNF)

T18
USB_5V(DNF)

GND3(DNF)

+ C74
10uF

LED3

R202 0R

R111 0R

SW2

LED0

R68 0R

R448 0R

+ C105
68uF

T22 OUT2(DNF)

R96 0R

L3B
LM

21P
G

300S
N

1

3V3_PWR

R135 0R

GND4(DNF)

J16 UC_VCC(DNF)

1 2

R449 0R

R307 1K6

R148 0R

R266
0R

J18
VBATT_SEL(DNF)

1
2

3
R305 1K6

+ C67
68uF

R431
1K6

C64
22uF_3225

R311 1K6

SW3

C75
100nF

GND2(DNF)

LED2

L5
NRS4018T2R2MDGJ

C65
10uF_2012

R424
1K6

R247
10K

R446 100K

VBATT(DNF)

POS
POS

NEG

R239
0R_2012

R442 100K

R125 0R

L4B
LM

21P
G

300S
N

1

R450 0R

SW1

D5
SBR2U30P1
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SDRAM(128Mbits)

QSPI- SPI Serial Flash(32Mbits)

Warning:
NEVER FIT R205 and R206 simultaneously.

RIIC- Serial EEPROM(2Kbits)

VCC = Board_3V3
or

Board_5V

RSPI- SPI Serial Flash(32Mbits)

A1
A2
A3
A4
A5
A6
A7
A8
A9
A10
A11
A12

A13
A14

D0
D1
D2
D3

D4
D5
D6
D7

D8
D9
D10
D11

D12
D13

BD-SDCSn
RASn
CASn
WEn

DQM1
DQM0

CKE

D14

SDCLK

D15

BD-QSSL-A

BD-QIO1-A
BD-QIO0-A

BD-QSPCLK-A

QIO2-A
QIO3-A

JA1-SDA0FM+
JA1-SCL0FM+

SDA0FM+
SCL0FM+

MISOA-B

RSPCKA-B
MOSIA-B

SSLA0-B

GROUND

GROUND

GROUND

GROUND

GROUND

Board_3V3

Board_3V3

Board_3V3

Board_3V3

Board_3V3

GROUND

Board_3V3

Board_3V3

Board_3V3 Board_5V

GROUND

GROUND

Board_3V3

Board_3V3

GROUND
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C61
100nF

C63
100nF

R
205

0R
(D

N
F

)

U9
MT48LC8M16A2P-6A

VDD
1

DQ0
2

VDDQ
3

DQ1
4DQ2
5DQ3
7

DQ4
8

VDDQ
49

DQ5
10DQ6
11DQ7
13

NC
36

VDD
14

DQML
15

WE#
16 CAS#
17 RAS#
18 CS#
19

A11
35

BA0
20 BA1
21

A10(AP)
22

A0
23 A1
24 A2
25

VDD
27

NC
40

VDDQ
9

VDDQ
43

VSSQ
12VSSQ
46

VSS
28

A3
26 A4
29 A5
30 A6
31 A7
32 A8
33 A9
34

CKE
37

CLK
38

DQMH
39

VSS
41

DQ8
42DQ9
44DQ10
45

VSSQ
6

DQ11
47

DQ12
48DQ13
50DQ14
51

VSSQ
52

DQ15
53

VSS
54

R
206

0R

R
127

4K
7

R
409

0R
(D

N
F

)

U6
MX25L3233FM2I-08G

CS#
1

SO/IO1
2

W#/ACC/IO2
3

GND
4

SI/IO0
5 SCK
6

HOLD#/IO3
7

VCC
8

R
408

100K

R
126

4K
7

C56
100nF

C55
100nF

R
263

4K
7

R412 0R

R
361

100K

R
360

100K

R
407

4K
7

C20
100nF

R
372

100K

C57
100nF

U10
R1EX24002ASAS0I

A0
1

A1
2

A2
3

GND
4

SDA
5

SCL
6

WP
7

VCC
8

C62
100nF

R
207

0R

R
357

100K

R190 100R
R197 100R

R
349

100K

C54
100nF

U5
MX25L3233FM2I-08G

CS#
1

SO/IO1
2

W#/ACC/IO2
3

GND
4

SI/IO0
5 SCK
6

HOLD#/IO3
7

VCC
8

R
214

4K
7

R
343

100K

R
370

100K

R
208

0R
(D

N
F

)

R
414

4K
7

C26
100nF

R
362

100K
R

342
100K

C53
100nF

R
358

100KR
400

4K
7

R
415

4K
7(D

N
F

)

R
350

100K
R

371
100K
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E1 Emulator Interface

Renesas System Design Co., Ltd.

USB to Serial Interface

VDD
TOOL0

RX65N_SCI5

RX65N_SCI1

RX65N_SCI2

RESET_OUT
RESET_IN
GND

DIR = B to A

DIR = A to B

(KMBX-SMT-5S-S-30TR)

TCK

UB

TDI
TDO

RESn

EMLE
MD_FINED

TMS
TRSTn

RL78-P16
RL78-P17

TXD1
RXD1

TXD2

TXD5

RXD2

RXD5

RL78G1CRTS

RL78G1CCTS

RL78-P50
RL78-P16

RL78-P17
RL78-P51

RL78-P50
RL78-P51

GROUND

GROUND

Board_3V3 Board_3V3

GROUND

GROUND

GROUND

GROUND

GROUND

GROUND

GROUND

GROUND

GROUND

RL78_5VRL78_5V

RL78_5V
RL78_5V

Board_3V3 RL78_5V

GROUND

GROUND

Board_3V3 RL78_5V

GROUND

Board_3V3

GROUND

GROUND

Board_3V3

GROUND

RL78_5V

GROUND

Board_3V3

GROUND

RL78_5V

GROUND
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G1CUSB0

1734035-2

FRAME
6

GND
5

ID
4

D+
3

D-
2

VBUS
1

R242 0R

R
181

1K

C51
100nF

R193
0R

D4
1N4148W(DNF)

T17
RXDLINE(DNF)

C52
100nF

R
243

4K
7

C45
100nF

R
403

4K
7

R
250

4K
7

X3
CSTCE12M0G52 12MHz(10pF)

1 2

3

R116 0R

R143 0R(DNF)

R153 0R

C59
100nF

R137 0R(DNF)

C42
1uF_3216

C44
330nF

R
152

4K
7

T23
TDI(DNF)

C43
1uF_3216

R267 0R

C50
470nF

R
185

10K

R
149

0R

C58
100nF

U2 RL78G1C-32pin

P120
32

P40
1

P17
17

P50
15

P51
16

RESET
2

P137
3

P122
4 P121
5

REGC
6

VSS
7

VDD
8

P60
9

P61
10

UDM1
19

P70
13

P31
12 P30
14

UVDD
21

P62
11

UDP1
20

UVBUS
22

UDM0
23UDP0
24

P24
25 P23
26 P22
27 P21
28 P20
29

P01
30 P00
31

P16
18

R142 100R

R
241

4K
7

R
268

4K
7

R
269

4K
7

R150 TBD(DNF)

U8
SN74LVC2T45DCT

VCCA
1

GND
4

A1
2

B2
6

DIR
5

VCCB
8

A2
3 B1

7

T10
TXDLINE(DNF)

T24
TDO(DNF)

R109 0R(DNF)

E1
HTST-107-01-T-DV

TCK/FINEC
1

VSS
2

TRSTn
3

EMLE
4

TDO
5

NC
6

MD/FINED
7

VCC
8

TMS
9

UB
10

TDI
11

VSS
12

RESn
13

VSS
14

U7
SN74LVC2T45DCT

VCCA
1

GND
4

A1
2

B2
6

DIR
5

VCCB
8

A2
3 B1

7

R
151

4K
7

J5
E1_I/F(DNF)

1
2
3
4
5

R
104

4K
7

R182 100K

R129 0R(DNF)

+C46
1uF
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Renesas System Design Co., Ltd.

SDHI PDC

CANH
GROUND
CANL

RCAN

VCC = Board_5V

SDSI

Warning:
When the voltage of your PDC target system differs from this board,
please do not supply a board power to your system directly.
Be careful also of the warning message of the Simple IIC interface on Page6.

SDHID2-B

SDHID3-B
SDHICMD-B

SDHICLK-B

SDHID1-B
SDHID0-B

SDHICD-B

SDHIWP-B

SDHIPE

PCKO
PIXCLK

VSYNC HSYNC
PIXD7 PIXD6
PIXD5
PIXD3
PIXD1

PIXD4
PIXD2
PIXD0

CTX0
CRX0

PDC-SSDA7 PDC-SSCL7

RESn

SDSID2-B
SDSID3-B
SDSICMD-B

SDSID1-B
SDSID0-B
SDSICLK-B

GROUND

Board_3V3

Board_3V3

GROUND GROUND

GROUND

Board_5V

GROUND

GROUND

Board_5V
SD_3V3

GROUNDGROUND GROUND

GROUND

Board_3V3

GROUND

Board_3V3

GROUND

GROUND
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R425 22R

R303 0R

J19
PDC(DNF)

1 2
3 4
5 6
7 8
9 10
11 12
13 14
15 16
17 18
19 20

R298 33R

C106
100nF

R
432

100K

T28
SDSID1(DNF)

R300 33R

R274 22R

R
437

100K

R453 0R

R
439

100K

R457 0R

R292 33R

R199 0R

R428 22R

R429 22R

C70
1uF_3216

C111
TBD(DNF)

R302 33R

R198
120R

R301 33R+ C69
220uF R304 0R

SDSI1
2x8 thru-hole(DNF)

1 2
3 4
5 6
7 8
9 10
11 12
13 14
15 16

T30
SDSID3(DNF)

R212
0R

R245
100K

RCAN

1
2
3

R456 0R

R299 33R

R427 22R

T27
SDSID0(DNF)

R
436

100K

+ C107
1uF

R
435

100K
(D

N
F

)

R211 0R

SD1
DM1AA-SF-PEJ

DAT3/CS
1

CMD/D1
2

VSS1
3

VDD
4

CLK
5

VSS2
6

DAT0/DO
7

DAT1
8

DAT2
9

CD
10

WP
12 COMMON
11 U11

R2A25416SP

VCC
3

GND
2

MODE
8

TXD
1

NC
5

RXD
4 CANH

7

CANL
6

R
434

100K

R
440

100K

R430 22R

R297 33R

T25
SDSICLK(DNF)

U15
MIC2005-1.2YM6

VIN
1

GND
2

EN
3

FAULT/
4

CSLEW
5

VOUT
6

R
433

100K

C110
100nF

R452 0R

R
423

10K

C73 1nF

R455 0R

R293 33R

T29
SDSID2(DNF)

T21
CAN_MODE(DNF)

R213 0R

R294 33R
R295 33R

T26
SDSICMD(DNF)

R426 22R

C60
100nF

R289 22R

R290 0R

R296 33R

R454 0R
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IRQ1/M1_HSIN1

M1_Toggle

M1_UD

M1_Vin

M1_UP
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Fit

MiniB

*L1 and R20 are same footprint & position.

for Function Mode

Function Mode

USB0 Host/Function Select
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2-3 shorted

*L1 and R20 are alternate fit only.
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