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192-PIN PLASTIC FBGA (14x14)

ITEM MILLIMETERS

D

D1 13.4

14.0±0.1

E 14.0±0.1

E1 13.4

b 0.5

x 0.08

y 0.10

y1 0.2

SD 0.4

SE 0.4

ZD 1.0

ZE 1.0

+0.05
−0.10

w 0.20

e 0.8

A 1.31±0.15

A1 0.35±0.10

A2 0.96

P192F1-80-FA2
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