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2.

Previous CodeRENESAS Code

PLQP0116JA-A 116P6A-A

MASS[Typ.]

1.4gP-LQFP116-20x20-0.65

1.0
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0.9

0.9

0.13

0.200.1450.09

0.270.220.17

MaxNomMin

Dimension in Millimeters
Symbol

Reference

20.120.019.9D

20.120.019.9E

1.4A2
22.222.021.8

22.222.021.8

1.7A

0.20.1250.05

0.650.50.35L
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