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12V

VCCINT: 0.72V/0.85V/0.9V; 60A

VCCBRAM/INT_IO/ING_AMS/SDFEC: .85V/0.9V; 10-20A

Pre-regulator/Misc: 3.3V; 15A

12V

VCC_5V: VUSB:5V; 3A

3.3V

VMGTAVCC:1PH,0.9V,1-2A

VPS_MGTRAVTT/VMGTVCCAUX:1PH, 1.8V, 0.1-0.5A

VCCAUX/ADC/IO/VCCPSAUX/DDR_PLL/ADC:1PH, 1.8V, 1-2A

VMGTAVTT/VCC_PSPLL:2PH, 1.2V, 2-4A

VPS_MGTRAVCC:1PH, 0.85V, 0.3A

VCCO_PSDDR/DDR_VDDQ:1PH, 1.1V~1.5V, 0.5A+

V_DDR:2PH, 1.2V, 5A

DAC_AVTT:2.5V/3V, 0.81A

3.3V

LPF

LPF

DAC_AVCC:2PH, 0.925V, 5.5A

DAC_ACCAUX:1.8V, 0.95A

ADC_ACCAUX:1.8V, 1.9A
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ADC_AVCC:2PH, 0.925V, 2A
ISL91302B

2 +2 LPF

ISL91211A
2 + 1 +1

LPF

LPF

VPP: 2.5V,520mA

= Digital Multiphase

= Smart Power Stage

= Multiphase PMIC

= Discrete DC/DC


