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01 |CHANGE NAME FROM AN/RN to AN/MN 4/3/08 PKP
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NOTES:

ALL DIMENSIONING AND TOLERANCING CONFORM TO ANSI Y14.5M—1982
“e” REPRESENTS THE BASIC SOLDER BALL GRID PITCH

"M” REPRESENTS THE MAXIMUM SOLDER BALL MATRIX SIZE

"N” REPRESENTS THE BALLCOUNT NUMBER

DIMENSION "b” IS MEASURED AT THE MAXIMUM SCLDER BALL DIAMETER,
PARALLEL TO PRIMARY DATUM [-C-]

SEATING PLANE AND PRIMARY DATUM [-C-] ARE DEFINED BY THE
SPHERICAL CROWNS OF THE SOLDER BALLS

"A1" ID CORNER MUST BE IDENTIFIED BY CHAMFER, INK MARK, METALLIZED
MARKING, INDENTATION OR OTHER FEATURE ON PACKAGE BODY

EXACT SHAPE OF EACH CORNER IS OPTIONAL

ALL DIMENSIONS ARE IN MILLIMETERS
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