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NOMENCLATURE OVERVIEW

▪ Family Name: RA - Renesas Advanced

✓ 32-bit Microcontroller with Arm Cortex-M Cores

▪ Series Name: (RA + 1 digit)

✓ Examples:

− RA2 Series

− RA4 Series

▪ Group Name: (RA + 3 digits)

✓ Examples:

− RA2A1 Group

− RA6M1 Group

R A x

Family Performance Range

R A x x x

Series Application Grouping
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RENESAS RA FAMILY PART NUMBER STRUCTURE

R 7 F A X X X X X X X X X X X X # X X X

Digit 5;
Performance

Digit 9;
Memory size

Digit 15-16;
Package

Digit 14;
Quality Grade

Group Name

Digit 6;
Application

Digit 7;
Group Number

Series Name

Digit 10;
Temperature range

Digit 8;
Feature set

Digit 11-13;
ROM Number

(optional)

① ② ③ ④ ⑤ ⑥ ⑦ ⑧ ⑨ ⑩ ⑪ ⑫ ⑬ ⑭ ⑮ ⑯

A: RA Family

Digit 3;
Device type 

F: Flash

Renesas MCU

Temperature 

Range

2 Ta= -40°C 

to 85°C

3 Ta = -40°C 

to 105°C

4 Ta = -40°C 

to 125°C

E Tj = -40°C 

to 125°C

Flash Size

3 16kB

4 24kB

5 32kB

6 48kB

7 64kB

8 96kB

9 128kB

A 192kB

Flash Size

B 256kB

C 384kB

D 512kB

E 768kB

F 1MB

G 1.5MB

H 2MB

J 3MB

Performance

2 RA2 Series

4 RA4 Series

6 RA6 Series

8 RA8 Series

Application

A Analog

D Display

L Low Power

M Mainstream

T Motor

E Entry

W Wireless

Quality

C Industrial

D Consumer

ROM Code

XXX 3 digit factory 

prog. code 

⑰ + xxx

Digit 17 + xxx

Packaging

#AA0, #AC0 Tray

#HA0, #HC0 T&R

#BA0, #BC0 Full carton

Package Type

BD BGA 224(13x13, 0.8)

FC LQFP 176(24x24, 0.5)

BG BGA 176(13x13, 0.8)

LK LGA 145(7x7, 0.5)

FB LQFP 144(20x20, 0.5)

BM BGA 144(7x7, 0.5)

FP LQFP 100(14x14, 0.5)

LJ LGA 100(7x7, 0.65)

FN LQFP 80(12x12, 0.5)

FK LQFP 64(14x14, 0.8)

FM LQFP 64(10x10, 0.5)

NB QFN 64(8x8, 0.4)

BQ BGA 64(6x6, 0.65)

BU BGA 64(4x4, 0.4)

NG QFN 56(7x7, 0.5)

FL LQFP 48(7x7, 0.5)

Package Type

NE QFN 48(7x7, 0.5)

NF QFN 40(6x6, 0.5)

LM LGA 36(4x4, 0.5)

BT BGA 36(5x5, 0.8)

FJ LQFP 32(7x7, 0.8)

BV WLCSP 25(2.14x2.17, 0.4)

NK HWQFN 24(4x4, 0.5)

NJ HWQFN 20(4x4, 0.5)

BY WLCSP 16(1.87x1.84, 0.4)

NH QFN 32(5x5, 0.5)

BC BGA 36(4x4, 0.5)

BB BGA 64(5x5, 0.5)
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RENESAS RA2 SERIES PART NUMBER EXAMPLES
(FOR REFERENCE)

R 7 F A 2 L 1 A B 3 C F L # H A 0

Group Name

Digit 7;
Group Number

Series Name

Digit 8;
Feature set

① ② ③ ④ ⑤ ⑥ ⑦ ⑧ ⑨ ⑩ ⑪ ⑫ ⑬ ⑭ ⑮ ⑯

Renesas MCU

Digit 10;

Temperature Range

2 Ta= -40°C to 85°C

3 Ta = -40°C to 105°C

4 Ta = -40°C to 125°C

Digit 9;

Memory Size

3 16KB

5 32KB

7 64KB

9 128KB

B 256KB

Digit 5;

Performance

2 RA2 Series

4 RA4 Series

6 RA6 Series

8 RA8 Series

Digit 6;

Application

A Analog

D Display

L Low Power

M Mainstream

T Motor

E Entry

W Wireless

Digit 11;

Quality Grade

C Industrial

D Consumer

Digit 14-17;

Packaging

#AA0, #AC0 Tray

#HA0, #HC0 T&R

#BA0, #BC0 Full carton

Digit 12-13;

Package Type

BY WLCSP 16 (1.87x1.84, 0.4)

NJ QFN 20 (4x4, 0.5)

NK QFN 24 (4x4, 0.5)

BV WLCSP 25 (2.14x2.17, 0.4)

FJ LQFP 32 (7x7, 0.8)

NH QFN 32 (5x5, 0.5)

BT BGA 36 (5x5, 0.8)

LM LGA 36 (4x4, 0.5)

NF QFN 40 (6x6, 0.5)

FL LQFP 48 (7x7, 0.5)

NE QFN 48 (7x7, 0.5)

FM LQFP 64 (10x10, 0.5)

FK LQFP 64 (14x14, 0.8)

BU BGA 64 (4x4, 0.4)

FN LQFP 80 (12x12, 0.5)

FP LQFP 100 (14x14, 0.5)

⑰

Digit 3;

Device Type

F Flash

Digit 4;

Device Family

A RA Family
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RENESAS RA4 SERIES PART NUMBER EXAMPLES
(FOR REFERENCE)

R 7 F A 4 M 2 A D 3 C F P # B A 0

Group Name

Digit 7;
Group Number

Series Name

Digit 8;
Feature set

① ② ③ ④ ⑤ ⑥ ⑦ ⑧ ⑨ ⑩ ⑪ ⑫ ⑬ ⑭ ⑮ ⑯

Renesas MCU

Digit 10;

Temperature Range

2 Ta= -40°C to 85°C

3 Ta = -40°C to 105°C

Digit 9;

Memory Size

9 128KB

B 256KB

C 384KB

D 512KB

E 768KB

F 1MB

Digit 5;

Performance

2 RA2 Series

4 RA4 Series

6 RA6 Series

8 RA8 Series

Digit 6;

Application

A Analog

D Display

L Low Power

M Mainstream

T Motor

E Entry

W Wireless

Digit 11;

Quality Grade

C Industrial

Digit 14-17;

Packaging

#AA0, #AC0 Tray

#HA0, #HC0 T&R

#BA0, #BC0 Full carton

Digit 12-13;

Package Type

FJ LQFP 32 (7x7, 0.8)

NH QFN 32 (5x5, 0.5)

BC BGA 36 (4x4, 0.5)

NF QFN 40 (6x6, 0.5)

FL LQFP 48 (7x7, 0.5)

NE QFN 48 (7x7, 0.5)

NG QFN 56 (7x7, 0.5)

FM LQFP 64 (10x10, 0.5)

BB BGA 64 (5x5, 0.5)

BQ BGA 64 (6x6, 0.65)

NB QFN 64 (8x8, 0.4)

FP LQFP 100 (14x14, 0.5)

LJ LGA 100 (7x7, 0.65)

FB LQFP 144 (20x20, 0.5)

BM BGA 144 (7x7, 0.5)

⑰

Digit 3;

Device Type

F Flash

Digit 4;

Device Family

A RA Family



© 2024 Renesas Electronics Corporation. All rights reserved. Page 6

RENESAS RA6 SERIES PART NUMBER EXAMPLES
(FOR REFERENCE)

R 7 F A 6 M 5 B H 3 C F C # B A 0

Group Name

Digit 7;
Group Number

Series Name

Digit 8;
Feature set

① ② ③ ④ ⑤ ⑥ ⑦ ⑧ ⑨ ⑩ ⑪ ⑫ ⑬ ⑭ ⑮ ⑯

Renesas MCU

Digit 10;

Temperature Range

2 Ta= -40°C to 85°C

3 Ta = -40°C to 105°C

Digit 9;

Memory Size

9 128KB

B 256KB

D 512KB

E 768KB

F 1MB

G 1.5MB

H 2MB

Digit 5;

Performance

2 RA2 Series

4 RA4 Series

6 RA6 Series

8 RA8 Series

Digit 6;

Application

A Analog

D Display

L Low Power

M Mainstream

T Motor

E Entry

W Wireless

Digit 11;

Quality Grade

C Industrial

Digit 14-17;

Packaging

#AA0, #AC0 Tray

#HA0, #HC0 T&R

#BA0, #BC0 Full carton

Digit 12-13;

Package Type

FJ LQFP 32 (7x7, 0.8)

NH QFN 32 (5x5, 0.5)

BC BGA 36 (4x4, 0.5)

FL LQFP 48 (7x7, 0.5)

NE QFN 48 (7x7, 0.5)

FM LQFP 64 (10x10, 0.5)

BB BGA 64 (5x5, 0.5)

BQ BGA 64 (6x6, 0.65)

NB QFN 64 (8x8, 0.4)

FP LQFP 100 (14x14, 0.5)

LJ LGA 100 (7x7, 0.65)

FB LQFP 144 (20x20, 0.5)

BM BGA 144 (7x7, 0.5)

LK LGA 145 (7x7, 0.5)

FC LQFP 176 (24x24, 0.5)

BG BGA 176 (13x13, 0.8)

⑰

Digit 3;

Device Type

F Flash

Digit 4;

Device Family

A RA Family
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RENESAS RA8 SERIES PART NUMBER EXAMPLES
(FOR REFERENCE)

R 7 F A 8 M 1 A H E C B D # B C 0

Group Name

Digit 7;
Group Number

Series Name

Digit 8;
Feature set

① ② ③ ④ ⑤ ⑥ ⑦ ⑧ ⑨ ⑩ ⑪ ⑫ ⑬ ⑭ ⑮ ⑯

Renesas MCU

Digit 10;

Temperature Range

E Tj= -40°C to 125°C

Digit 9;

Memory Size

F 1MB

H 2MB

Digit 5;

Performance

2 RA2 Series

4 RA4 Series

6 RA6 Series

8 RA8 Series

Digit 6;

Application

A Analog

D Display

L Low Power

M Mainstream

T Motor

E Entry

W Wireless

Digit 11;

Quality Grade

C Industrial

Digit 14-17;

Packaging

#AA0, #AC0 Tray

#HA0, #HC0 T&R

#BA0, #BC0 Full carton

Digit 12-13;

Package Type

FP LQFP 100 (14x14, 0.5)

FB LQFP 144 (20x20, 0.5)

FC LQFP 176 (24x24, 0.5)

BD BGA 224 (13x13, 0.8)

⑰

Digit 3;

Device Type

F Flash

Digit 4;

Device Family

A RA Family
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