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HVU328C

(Ta=25°C)
Vr 15 \%
Tj 125 °C
Tstg =55 +125 °C
(Ta=25°C)
Min Typ Max
Ir1 —_ —_ 10 nA Vg =10V
Ir2 — — 100 Vg = 10V, Ta = 60°C
Ci1 41.0 — 45.0 pF Ve =1V, f = 1MHz
Clo 2.6 — 2.9 VR = 10V, f=1MHz
n 14.5 —_ —_ —_ C1/C10
Is — — 1.2 Q Vr =5V, f = 470MHz
ACIC* — — 2.0 % VrR=1 10V, f=1MHz
1. (C.Cc ) 10
AC/C = (Cmax — Cmin) X 100 (%)

Cmin
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As of January, 2003
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Mass (reference value) 0.004 g
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