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IO_PINMODE=0X04 Global DVS

I/O Pin Pull Ups

R59 = NC
R61 = NC
R56 = 1k
R60 = 1k

A7
DVS_PIN1=0
DVS_PIN0=0

FPWM Operation

IO_PINMODE=0X04 Global DVS

VCCINT, VCCBRAM = 0.95V
VMGAVCC = 1.0V
VMGAVTT = 1.2V

A7
DVS_PIN1=0
DVS_PIN0=1

R59 = 1k
R61 = NC
R56 = NC
R60 = 1k

VCCINT, VCCBRAM = 1.0V
VMGAVCC = 1.0V
VMGAVTT = 1.2V

A7
DVS_PIN1=0
DVS_PIN0=1

R53 = NC
R54 = NC
R24 = 1k
R25 = 1k

A7
DVS_PIN1=0
DVS_PIN0=0

VDDQ = 1.35V
VVVAUX/ADC = 1.8V
VTT = 0.675V

ISL91211BIK-TR5875

R53 = 1k
R54 = NC
R24 = NC
R25 = 1k

VDDQ = 1.35V
VVVAUX/ADC = 1.8V
VTT = 0.675V

A7
DVS_PIN1=1
DVS_PIN0=0

R53 = NC
R54 = 1k
R24 = 1k
R25 = NC

VDDQ = 1.5V
VVVAUX/ADC = 1.8V
VTT = 0.75V

R53 = 1k
R54 = 1k
R24 = NC
R25 = NC

A7
DVS_PIN1=1
DVS_PIN0=1

VDDQ = 1.5V
VVVAUX/ADC = 1.8V
VTT = 0.75V

ISL91211BIK-TR5876

VDDQ = 1.2V
VVVAUX/ADC = 1.8V
VTT = 0.6V

R53 = NC
R54 = NC
R24 = 1k
R25 = 1k

A7
DVS_PIN1=0
DVS_PIN0=0

VDDQ = 1.2V
VVVAUX/ADC = 1.8V
VTT = 0.6V

R53 = 1k
R54 = NC
R24 = NC
R25 = 1k

A7
DVS_PIN1=0
DVS_PIN0=1

VDDQ = 1.5V
VVVAUX/ADC = 1.8V
VTT = 0.75V

R53 = NC
R54 = 1k
R24 = 1k
R25 = NC

A7
DVS_PIN1=1
DVS_PIN0=0

VDDQ = 1.5V
VVVAUX/ADC = 1.8V
VTT = 0.75V

R53 = 1k
R54 = 1k
R24 = NC
R25 = NC

A7
DVS_PIN1=1
DVS_PIN0=1

VIO_1V8

U1_DVS_PIN0
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VMGTAVTT
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VCCINT_RTN
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EN_1
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I2C_SCL
I2C_SDA

VCCINT
VCCINT_RTN

EN_1

I2C_SCL

I2C_SDA

INT

U1_DVS_PIN0
U1_DVS_PIN1
U1_B1_PGOOD

VIO_1V8
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WDOG_RST

WDOG_RST

I2C_SCL
I2C_SDA
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U2_DVS_PIN1
U2_B1_PGOOD
U2_B2_PGOOD

WDOG_RST

PVIN

VIO_1V8

EN_1
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PVIN

VCC_DDR

VCC_DDR_RTN

VCCAUX
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VTT_REF
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VCCINT_RTN1

VCC_DDR
VCC_DDR_RTN
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VTT_REF
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U2_DVS_PIN0
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R17 Do Not Stuff

C5
10uF
10v

R1 Do Not Stuff

R19 Do Not Stuff

R16 Do Not Stuff
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1K

C23
22uF
10V

C114
22uF
10V

L4
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ISL91211BIKZ-TR5875/5876

PVIN_AA1 PH_A A2

PGND_A_BA3 PH_B A4

PVIN_BA5

SCL B1

PGND_A_BB3

INTC2

MPIO0 E3

ENC1

SDA B2

AGNDC4

MPIO2 E5

VOUT4 D1
RTN3 D2VOUT3 D3

VOUT2 D4
RTN1 C5

RTN4 E1AVIN_FILTE2

VIOF2
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C6
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10v

C27
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C4
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Do Not Stuff
10V
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10V

R53
1k

C17
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C14
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R62 1K ohm
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R2 Do Not Stuff
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ISL21010DFH312 for 1.25V reference to FPGA ADC

LQM18PN1R0MFR

ISL9123IRN for VTT_REF - FPWM

VREF_1V25VCCIO_3V3
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