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Applied Package Quantity(PCS)

21 MAX.

500-pin Tape BGA 40x40

432-pin Tape BGA 40x40

504-pin Tape BGA 40x40

576-pin Tape BGA 40x40

644-pin Tape BGA 40x40

680-pin Tape BGA 40x40

696-pin Tape BGA 40x40

768-pin Tape BGA 40x40

868-pin Tape BGA 40x40

135°C MAX.

Tray TBGA 40x40 ESP

Carbon PPEMaterial

Heat Proof Temp.

Surface resistance less than 1x1012Ω/

The tolerance of tray's dimensions are based on
JEDEC STANDARD
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TRAY CONTAINER


