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Product 
Category MPU/MCU Document 

No. TN-RA*-A0015A/E Rev. 1.00 

Title RA4M3 Group, RA6M4 Group, AD conversion time for 
interleaving enhancement 

Information 
Category Technical Notification 

Applicable 
Product 

RA4M3 Group 
RA6M4 Group 

Lot No. 

Reference 
Document 

RA4M3 Group User’s Manual 
Hardware Rev.1.20  
RA6M4 Group User’s Manual 
Hardware Rev.1.10 

All 

AD conversion time for interleaving is enhanced from 0.22µs to 0.2µs. Examples are shown below. 

-before

(1) Features

RA4M3 Page 51, RA6M4 Page 55

■ Analog

● 12-bit A/D Converter (ADC12) × 2

● 12-bit D/A Converter (DAC12) × 2

● Temperature Sensor (TSN)

(2) Electric characteristics

RA4M3 Page 1683, RA6M4 Page 1868

Table  A/D conversion characteriscs for interleaving
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-after

(1) Features

RA4M3 Page 51, RA6M4 Page 55

■ Analog

● 12-bit A/D Converter (ADC12) × 2

- - 5Msps at interleaving

● 12-bit D/A Converter (DAC12) × 2

● Temperature Sensor (TSN)

(2) Electric characteristics

RA4M3 Page 1683, RA6M4 Page 1868

Table  A/D conversion characteriscs for interleaving
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