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S3A3 to S3A6 MCU Group Migration Guide 
Introduction  
This Application Note compares hardware peripherals, port select features, and functional differences between the 
Renesas Synergy™ Microcontrollers S3A3 MCU Group and the S3A6 MCU Group. 
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1.  About this Document 
This document is designed to provide the user with an overview of the functional, hardware, and electrical characteristic 
differences when migrating from the S3A3 MCU Group to the S3A6 MCU Group. 

2. Audience 
This document is intended for users who are designing application systems using the Synergy S3A6 MCU Group 
devices. Users are expected to have a technical understanding of the peripherals provided in the S3A3 MCU Group. 
This application note should be used with the S3A6 MCU Group User’s Manual: Microcontrollers. 

The application note presents two major sections. The first section specifies functional and specification differences 
between the S3A3 MCU Group and the S3A6 MCU Group’s, respectively. The second section details the differences in 
port functionality between the two MCU’s. 

3. References 
Renesas provides the following documents for the Synergy S3 Series MCUs. Before using any of these documents, see 
the Website and Support section. This section lists locations where you can find the latest document versions to use. 

Table 3.1 Synergy S3 Series MCU Group Documents 

Document Type Description Description Title Description No. 
Datasheet S3A3 
MCU Group 

Overview and electrical 
characteristics of MCU. 

S3A3 MCU Group 
Datasheet 

R01DS0307EU0100 

S3A3 User’s 
Manual: 
Microcontrollers 

MCU specifications (pin 
assignments, memory maps, 
peripheral functions, electrical 
characteristics, and timing charts) 
and operation descriptions. 

S3A3 MCU Group 
User’s Manual: 
Microcontrollers 

R01UM0006EU0100 

Datasheet S3A6 
MCU Group 

Overview and electrical 
characteristics of MCU. 

S3A6 MCU Group 
Datasheet 

R01DS0308EU0100 

S3A6 MCU Group 
User’s Manual: 
Microcontrollers 

MCU specifications (pin 
assignments, memory maps, 
peripheral functions, electrical 
characteristics, and timing charts) 
and operation descriptions. 

S3A6 MCU Group 
User’s Manual: 
Microcontrollers 

R01UM0007EU0100 

Renesas Synergy 
Software Package 
(SSP) 

API reference and introduction to 
SSP architecture and 
programming. 

Renesas Synergy 
Software Package 
(SSP) User’s Manual 

R01US0171EU010 

 

4. Numbering Notation 
The following numbering notation is used throughout this manual: 

Table 4.1 Example of number notation 

Example Description 
011b Binary number. For example, the binary equivalent of the number 3 is 011b 

1Fh 
Hexadecimal number. For example, the hexadecimal equivalent of the number 31 
is described 1Fh. In some cases, a hexadecimal number is shown with the prefix 
0x. 

1234 
Decimal number. A decimal number is followed by this symbol only when the 
possibility of confusion exists. Decimal numbers are generally shown without a 
suffix. 

Bit 4 Specifies the bit position in field or register. 
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5. Specification and Hardware Differences 
The following table compares hardware compatibility and differences between the S3A3 MCU Group and S3A6 MCU 
Group. The table is ordered with increasing specifics from left to right. The left most column corresponds to a system as 
noted in the user’s manual for the Synergy S3A6 MCU Group or S3A3 MCU Group. Values in the S3A3 column 
represent a system, subsystem, or field in register exists and has a certain value. Values in the S3A6 column show the 
change in hardware, new feature addition, or notes a main feature. The Reference column specifies the section in the 
S3A6 MCU Group User’s Manual that can be referred to for more information. 

Table 5.1 Terms and functionality of peripherals 
Terms Description 

Exists or Available The peripheral or function is implemented for a MCU Group 
Does Not Exist or  
Not Available 

The peripheral specified has been removed (when compared to the other 
MCU Group) or does not exist in the MCU Group 

Not Applicable The criteria for comparison is invalid for the MCU Group 
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Table 5.2 Specification Difference (1 of 1)  

Specification S3A3 S3A6 S3A6 HWM 
Reference 

Memory Mirror Function 
(MMF) 

Used to map an application image load address in 
the code flash memory to the application image 
link address in the unused 23 bit memory mirror 
space addresses 

Available Not Available  

Buses External Memory Bus Available Not Available  

General PWM Timer (GPT) Number of 32 bit Channels 4 2 Table 22.1 

Serial Communication 
Interface (SCI) SCI without FIFO Channel 4 Channel 2 Channel Chapter 28 

I2C Bus Interface (IIC) RIIC without WakeUp Channel 2 1 Chapter 29 

Serial Peripheral Interface 
(SPI) 

8CMD 128 bit Channels 1 Does Not Exist 
Chapter 31 

1CMD 32 bit Channels 1 2 

Quad Serial Peripheral 
Interface (QSPI) 

Memory controller for connecting a serial ROM 
that has a SPI-compatible interface Available Not Available  

SD/MMC Host Interface 
(SDHI) 

Provides functionality needed to connect external 
memory cards with the MCU Available Not Available  

SRAM 
SRAM Capacity 

96KB 
ECC area - 16KB 
Parity area - 80KB 

32KB 
ECC area - 16KB 
Parity area - 16KB Table 43.1 

SRAM Address SRAM0 2000 4000h to 2001 7FFFh 2000 4000h to 2000 7FFFh 

Flash Memory Code Flash Memory Capacity 512 KB 256 KB Table 44.1 
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6. Port Select Function Difference 
Appendix A and B include tables that compare the PSEL, ASEL, and ISEL functions for the S3A3 MCU Group and 
S3A6 MCU Group, respectively. For each port number, the first row specifies the bitwise select values. The second row 
specifies the functionality enabled by the select values on the S3A3 MCU Group. The third column specifies the 
functionality enabled by the select values on the S3A6. Differences in functionality are notated with bold text and 
highlighted background. The comments section provides additional details or specifies the migration type from S3A3 
MCU Group to S3A6 MCU Group. For more information on the comments column please refer to the Typography 
Notation table after the contents page in the How to use this Application Note section.  

Note:  Some pin names have the added suffix of _A, _B, _C, _D, _E and _F. When assigning the GPT, IIC, SPI, SSIE, 
ETHERC (RMII), SDHI, and GLCDC functionality, select the functional pins with the same suffix. The other 
pins can be selected regardless of the suffix. Assigning the same function to two or more pins 
simultaneously is prohibited. 

 
The following typographic notation is used for the pin differences sections of the document to denote the changes 
happening at the individual ports: 

 

Example Description 

▲PIXD0_B 
The ‘▲’ denotes that signal PIXD0_B is being added to the previously 
unused/reserved or replacing a deprecated function. 

▼ET1_TX_CLK 
The ‘▼’ denotes that signal ET1_TX_CLK is being deprecated at the bit position 
and being replaced by a new signal or remain unused/reserved. 

 
The following gradients visualize whether signals are added, replaced, or removed from the Synergy S3A3 MCU and 
S3A6 MCU Group. 

Example Description 
 

Highlights a bit position where a new function is being added to the previously 
unused/reserved bit position. 

 

Highlights a bit position where a new function is replacing an existing function in 
the bit position. 

 

Highlights a bit position it is being reserved by deprecating the function that existed 
at that bit position. 
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Appendix A 64 Pin Package 
Table A  64-Pin Package Difference (1 of 7)  

Port MCU Select Comments 

P010 

 PSEL 01100B ASEL ADC ASEL OPAMP ISEL     ▼IRQ14 

S3A3 TS30 AN005 AMP2- IRQ14     

S3A6 TS30 AN005 AMP2- -     

P100 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▼D0 

S3A3 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KRM00 

S3A6 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KRM00 
 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A3 D0 VL1 AN022 CMPIN0 IRQ2    

S3A6 - VL1 AN022 CMPIN0 IRQ2    

P101 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▼D1 

S3A3 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KRM01 

S3A6 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KRM01 
 PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL    

S3A3 D1 VL2 AN021 CMPREF0 IRQ1    

S3A6 - VL2 AN021 CMPREF0 IRQ1    

P102 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01000B PSEL 01010B ▼D2 

S3A3 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KRM02 ADTRG0 

S3A6 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KRM02 ADTRG0 
 PSEL 01011B PSEL 01101B PSEL 10000B ASEL ADC ASEL CMP    

S3A3 D2 VL3 CRX0 AN020 CMPIN1    

S3A6 - VL3 CRX0 AN020 CMPIN1    
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Table A 64 Pin Package Difference (2 of 7)  

Port MCU Select Comments 

P103 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10000B ▼D3 

S3A3 GTOWUP GTIOC2A CTS0 SSLA0 KRM03 D3 VL4 CTX0 

S3A6 GTOWUP GTIOC2A CTS0 SSLA0 KRM03 - VL4 CTX0 

 ASEL ADC ASEL CMP       

S3A3 AN019 CMPREF1       

S3A6 AN019 CMPREF1       

P104 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ▼D4 

S3A3 GTETRGB GTIOC1B RXD0 SSLA1 KRM04 D4 TS13 COM0 

S3A6 GTETRGB GTIOC1B RXD0 SSLA1 KRM04 - TS13 COM0 

 ISEL        

S3A3 IRQ1        

S3A6 IRQ1        

P105 

 PSEL 00010B PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▼D5 

S3A3 GTETRGA GTIOC1A SSLA2 KRM05 D5 TS34 COM1 IRQ0 

S3A6 GTETRGA GTIOC1A SSLA2 KRM05 - TS34 COM1 IRQ0 

P106 

 PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B    ▼D6 

S3A3 GTIOC8B SSLA3 KRM06 D6 COM2    

S3A6 GTIOC8B SSLA3 KRM06 - COM2    

P107 

 PSEL 00011B PSEL 01000B PSEL 01011B PSEL 01101B     ▲GTIOC0A, 
▼GTIOC8A, 
▼D7 S3A3 GTIOC8A KRM07 D7 COM3     

S3A6 GTIOC0A KRM07 - COM3     
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Table A 64 Pin Package Difference (3 of 7)  

Port MCU Select Comments 

P109 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01100B ▲SEG23, 
▼SEG52 

S3A3 
TDO/TRACES

WO 
GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

S3A6 
TDO/TRACES

WO 
GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

 PSEL 01101B PSEL 10000B       

S3A3 SEG52 CTX0       

S3A6 SEG23 CTX0       

P110 

 PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01101B ▲SEG24, 
▼SEG53 

S3A3 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG53 

S3A6 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG24 

 PSEL 10000B ISEL       

S3A3 CRX0 IRQ3       

S3A6 CRX0 IRQ3       

P111 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▼A5 

S3A3 GTIOC3A SCK2 SCK9 RSPCKB A5 TS12 CAPH IRQ4 

S3A6 GTIOC3A SCK2 SCK9 RSPCKB - TS12 CAPH IRQ4 

P112 

 PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▼A4 

S3A3 GTIOC3B TXD2 SCK1 SSLB0 A4 TSCAP CAPL SSISCK0 

S3A6 GTIOC3B TXD2 SCK1 SSLB0 - TSCAP CAPL SSISCK0 

P113 

 PSEL 00011B PSEL 00100B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B   ▼RXD2, ▼A3 

S3A3 GTIOC2A RXD2 A3 TS27 SEG0/COM4 SSIWS0     

S3A6 GTIOC2A - - TS27 SEG0/COM4 SSIWS0     
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Table A 64 Pin Package Difference (4 of 7)  

Port MCU Select Comments 

P204 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01010B ▲SEG14, 
▲SCK0, 
▼SEG23, 
▼SCK4, ▼A18, 
▼SD0DAT4 

S3A3 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 
S3A6 AGTIO1 GTIW GTIOC4B SCK0 SCK9 RSPCKB SCL0 CACREF 

 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10011B PSEL 10101B    

S3A3 A18 TS0 SEG23 
USB_OVRCUR

B 
SD0DAT4    

S3A6 - TS0 SEG14 
USB_OVRCUR

B 
-    

P205 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01001B ▲SEG13, 
▲TXD0, 
▼SEG20, 
▼TXD4, ▼A16, 
▼SD0DAT3 

S3A3 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

S3A6 AGTO1 GTIV GTIOC4A TXD0 CTS9 SSLB0 SCL1 CLKOUT 
 PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10011B PSEL 10101B ISEL   

S3A3 A16 TSCAP SEG20 
USB_OVRCUR

A 
SD0DAT3 IRQ1   

S3A6 - TSCAP SEG13 
USB_OVRCUR

A 
- IRQ1   

P206 

 PSEL 00010B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10011B ▲RXD0, 
▼RXD4, 
▼WAIT, 
▼SD0DAT2 

S3A3 GTIU RXD4 SSLB1 SDA1 WAIT TS1 SEG12 USB_VBUSEN 
S3A6 GTIU RXD0 SSLB1 SDA1 - TS1 SEG12 USB_VBUSEN 

 PSEL 10101B ISEL       

S3A3 SD0DAT2 IRQ0       

S3A6 - IRQ0       

P301 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B ▼A6 

S3A3 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 A6 TS9 
S3A6 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 - TS9 

 PSEL 01101B ISEL       

S3A3 SEG1/COM5 IRQ6       

S3A6 SEG1/COM5 IRQ6       
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Table A 64 Pin Package Difference (5 of 7)  

Port MCU Select Comments 

P302 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▼A7 

S3A3 GTOUUP GTIOC4A TXD2 SSLB3 A7 TS8 SEG2/COM6 IRQ5 

S3A6 GTOUUP GTIOC4A TXD2 SSLB3 - TS8 SEG2/COM6 IRQ5 

P303 

  PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B       ▼A8, 
▼SD0DAT0 

S3A3 GTIOC7B A8 TS2 SEG3/COM7 SD0DAT0       

S3A6 GTIOC7B - TS2 SEG3/COM7 -       

P304 

  PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B ISEL     ▲SEG20, 
▼SEG17, ▼A9, 
▼SD0WP S3A3 GTIOC7A A9 TS11 SEG17 SD0WP IRQ9     

S3A6 GTIOC7A - TS11 SEG20 - IRQ9     

P400 

  PSEL 00001B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01010B PSEL 01100B PSEL 01101B ▲SCK0, 
▼SCK4 

S3A3 AGTIO1 GTIOC6A SCK4 SCK1 SCL0 CACREF TS20 SEG4 

S3A6 AGTIO1 GTIOC6A SCK0 SCK1 SCL0 CACREF TS20 SEG4 

  PSEL 10010B ISEL             

S3A3 AUDIO_CLK IRQ0             

S3A6 AUDIO_CLK IRQ0             

P401 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10000B ▲CTS0, 
▼CTS4 

S3A3 GTETRGA GTIOC6B CTS4 TXD1 SDA0 TS19 SEG5 CTX0 

S3A6 GTETRGA GTIOC6B CTS0 TXD1 SDA0 TS19 SEG5 CTX0 

  ISEL               

S3A3 IRQ5               

S3A6 IRQ5               
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Table A 64 Pin Package Difference (6 of 7)  

Port MCU Select Comments 

P407 

  PSEL 00001B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01001B PSEL 01010B PSEL 01100B PSEL 01101B ▲CTS0, 
▼CTS4 

S3A3 AGTIO0 CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

S3A6 AGTIO0 CTS0 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

  PSEL 10011B               

S3A3 USB_VBUS               

S3A6 USB_VBUS               

P408 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10011B ▲RXD9, 
▼RXD3 

S3A3 GTOWLO GTIOC5B CTS1 RXD3 SCL0 TS4 SEG10 USB_ID 

S3A6 GTOWLO GTIOC5B CTS1 RXD9 SCL0 TS4 SEG10 USB_ID 

  ISEL               

S3A3 IRQ7               

S3A6 IRQ7               

P409 

  PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10011B ISEL   ▲TXD9, 
▼TXD3 

S3A3 GTOWUP GTIOC5A TXD3 TS5 SEG9 USB_EXICEN IRQ6   

S3A6 GTOWUP GTIOC5A TXD9 TS5 SEG9 USB_EXICEN IRQ6   

P410 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲GTIOC6B, 
▼GTIOC9B, 
▼SCK3, 
▼SD0DAT1 

S3A3 AGTOB1 GTOVLO GTIOC9B RXD0 SCK3 MISOA TS6 SEG8 

S3A6 AGTOB1 GTOVLO GTIOC6B RXD0 - MISOA TS6 SEG8 

  PSEL 10101B ISEL             

S3A3 SD0DAT1 IRQ5             

S3A6 - IRQ5             

 



Renesas Synergy™ Platform  S3A3 to S3A6 MCU Group Migration Guide 

R01AN4009EU0100  Rev.1.00  Page 12 of 24 
Aug 25, 2017 

Table A 64 Pin Package Difference (7 of 7)  

Port MCU Select Comments 

P411 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲GTIOC6A, 
▼GTIOC9A, 
▼CTS3, 
▼SD0DAT0 

S3A3 AGTOA1 GTOVUP GTIOC9A TXD0 CTS3 MOSIA TS7 SEG7 

S3A6 AGTOA1 GTOVUP GTIOC6A TXD0 - MOSIA TS7 SEG7 

  PSEL 10101B ISEL             

S3A3 SD0DAT0 IRQ4             

S3A6 - IRQ4             

P500 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲SEG34, 
▼SEG48, 
▼QSPCLK S3A3 AGTOA0 GTIU GTIOC2A SEG48 QSPCLK USB_VBUSEN AN016 CMPREF1 

S3A6 AGTOA0 GTIU GTIOC2A SEG34 - USB_VBUSEN AN016 CMPREF1 

P501 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ▲SEG35, 
▲TXD1, 
▼SEG34, 
▼TXD3, 
▼QSSL 

S3A3 AGTOB0 GTIV GTIOC2B TXD3 SEG49 QSSL 
USB_OVRCUR

A 
AN017 

S3A6 AGTOB0 GTIV GTIOC2B TXD1 SEG35 - 
USB_OVRCUR

A 
AN017 

  ASEL CMP ISEL       

S3A3 CMPIN1 IRQ11       

S3A6 CMPIN1 IRQ11       

P502 

  PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲SEG36, 
▲RXD1, 
▼SEG50, 
▼RXD3, 
▼QIO0 

S3A3 GTIW GTIOC3B RXD3 SEG50 QIO0 
USB_OVRCUR

B 
AN018 CMPREF0 

S3A6 GTIW GTIOC3B RXD1 SEG36 - 
USB_OVRCUR

B 
AN018 CMPREF0 

  ISEL        

S3A3 IRQ12        

S3A6 IRQ12        
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Appendix B 100 Pin Package 
Table B 100 Pin Package Difference (1 of 14)  

Port MCU Select Comments 

P006 

  ASEL ADC ASEL OPAMP             ▼IRQ11 

S3A3 AN012 AMP3- IRQ11           

S3A6 AN012 AMP3- -           

P008 

  ASEL ADC ISEL             ▼IRQ12 

S3A3 AN014 IRQ12             

S3A6 AN014 -             

P010 

  PSEL 01100B ASEL ADC ASEL OPAMP ISEL         ▼IRQ14 

S3A3 TS30 AN005 AMP2- IRQ14         

S3A6 TS30 AN005 AMP2- -         

P100 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▼D0 

S3A3 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KRM00 

S3A6 AGTIO0 GTETRGA GTIOC5B RXD0 SCK1 MISOA SCL1 KRM00 

  PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL       

S3A3 D0 VL1 AN022 CMPIN0 IRQ2       

S3A6 - VL1 AN022 CMPIN0 IRQ2       

P101 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01000B ▼D1 

S3A3 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KRM01 

S3A6 AGTEE0 GTETRGB GTIOC5A TXD0 CTS1 MOSIA SDA1 KRM01 

  PSEL 01011B PSEL 01101B ASEL ADC ASEL CMP ISEL       

S3A3 D1 VL2 AN021 CMPREF0 IRQ1       

S3A6 - VL2 AN021 CMPREF0 IRQ1       
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P102 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01000B PSEL 01010B ▼D2 

S3A3 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KRM02 ADTRG0 

S3A6 AGTO0 GTOWLO GTIOC2B SCK0 TXD2 RSPCKA KRM02 ADTRG0 
 PSEL 01011B PSEL 01101B PSEL 10000B ASEL ADC ASEL CMP    

S3A3 D2 VL3 CRX0 AN020 CMPIN1    

S3A6 - VL3 CRX0 AN020 CMPIN1    

P103 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10000B ▼D3 

S3A3 GTOWUP GTIOC2A CTS0 SSLA0 KRM03 D3 VL4 CTX0 

S3A6 GTOWUP GTIOC2A CTS0 SSLA0 KRM03 - VL4 CTX0 
 ASEL ADC ASEL CMP       

S3A3 AN019 CMPREF1       

S3A6 AN019 CMPREF1       

P104 

 PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ▼D4 

S3A3 GTETRGB GTIOC1B RXD0 SSLA1 KRM04 D4 TS13 COM0 

S3A6 GTETRGB GTIOC1B RXD0 SSLA1 KRM04 - TS13 COM0 
 ISEL        

S3A3 IRQ1        

S3A6 IRQ1        

P105 

 PSEL 00010B PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▼D5 

S3A3 GTETRGA GTIOC1A SSLA2 KRM05 D5 TS34 COM1 IRQ0 

S3A6 GTETRGA GTIOC1A SSLA2 KRM05 - TS34 COM1 IRQ0 

P106 

 PSEL 00011B PSEL 00110B PSEL 01000B PSEL 01011B PSEL 01101B    ▼D6 

S3A3 GTIOC8B SSLA3 KRM06 D6 COM2    

S3A6 GTIOC8B SSLA3 KRM06 - COM2    
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P107 

  PSEL 00011B PSEL 01000B PSEL 01011B PSEL 01101B         ▲GTIOC0A, 
▼GTIOC8A, 
▼D7 S3A3 GTIOC8A KRM07 D7 COM3         

S3A6 GTIOC0A KRM07 - COM3         

P109 

  PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01100B ▲SEG23, 
▼SEG52 

S3A3 TDO/TRACESWO GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

S3A6 TDO/TRACESWO GTOVUP GTIOC1A SCK1 TXD9 MOSIB CLKOUT TS10 

  PSEL 01101B PSEL 10000B             

S3A3 SEG52 CTX0             

S3A6 SEG23 CTX0             

P110 

  PSEL 00000B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01001B PSEL 01101B ▲SEG24, 
▼SEG53 

S3A3 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG53 

S3A6 TDI GTOVLO GTIOC1B CTS2 RXD9 MISOB VCOUT SEG24 

  PSEL 10000B ISEL             

S3A3 CRX0 IRQ3             

S3A6 CRX0 IRQ3             

P111 

  PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▼A5 

S3A3 GTIOC3A SCK2 SCK9 RSPCKB A5 TS12 CAPH IRQ4 

S3A6 GTIOC3A SCK2 SCK9 RSPCKB - TS12 CAPH IRQ4 

P112 

  PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B ▼A4 

S3A3 GTIOC3B TXD2 SCK1 SSLB0 A4 TSCAP CAPL SSISCK0 

S3A6 GTIOC3B TXD2 SCK1 SSLB0 - TSCAP CAPL SSISCK0 

P113 

  PSEL 00011B PSEL 00100B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B     ▼RXD2, ▼A3 

S3A3 GTIOC2A RXD2 A3 TS27 SEG0/COM4 SSIWS0     

S3A6 GTIOC2A - - TS27 SEG0/COM4 SSIWS0     
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P114 

  PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B       ▲SEG25, 
▼SEG24, ▼A2 

S3A3 GTIOC2B A2 TS29 SEG24 SSIRXD0       

S3A6 GTIOC2B - TS29 SEG25 SSIRXD0       

P115 

  PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10010B       ▲SEG26, 
▼SEG25, ▼A1 

S3A3 GTIOC4A A1 TS35 SEG25 SSITXD0       

S3A6 GTIOC4A - TS35 SEG26 SSITXD0       

P202 

  PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01101B PSEL 10101B ISEL ▲SEG16, ▼IRQ3 
▼SEG21, 
▼WR1/BC1, 
▼SD0DAT6,  

S3A3 GTIOC5B SCK2 RXD9 MISOB WR1/BC1 SEG21 SD0DAT6 IRQ3 

S3A6 GTIOC5B SCK2 RXD9 MISOB - SEG16 - - 

P203 

  PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B ▲SEG15, 
▼SEG22, ▼A19, 
▼SD0DAT5, 
▼IRQ2 

S3A3 GTIOC5A CTS2 TXD9 MOSIB A19 TSCAP SEG22 SD0DAT5 

S3A6 GTIOC5A CTS2 TXD9 MOSIB - TSCAP SEG15 - 

  ISEL               

S3A3 IRQ2               

S3A6 -               

P204 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01010B ▲SEG14, 
▲SCK0, 
▼SEG23, 
▼SCK4, ▼A18, 
▼SD0DAT4 

S3A3 AGTIO1 GTIW GTIOC4B SCK4 SCK9 RSPCKB SCL0 CACREF 

S3A6 AGTIO1 GTIW GTIOC4B SCK0 SCK9 RSPCKB SCL0 CACREF 

  PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10011B PSEL 10101B       

S3A3 A18 TS0 SEG23 USB_OVRCURB SD0DAT4       

S3A6 - TS0 SEG14 USB_OVRCURB -       
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P205 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 00111B PSEL 01001B ▲SEG13, 
▲TXD0, 
▼SEG20, 
▼TXD4, ▼A16, 
▼SD0DAT3 

S3A3 AGTO1 GTIV GTIOC4A TXD4 CTS9 SSLB0 SCL1 CLKOUT 

S3A6 AGTO1 GTIV GTIOC4A TXD0 CTS9 SSLB0 SCL1 CLKOUT 

  PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10011B PSEL 10101B ISEL     

S3A3 A16 TSCAP SEG20 USB_OVRCURA SD0DAT3 IRQ1     

S3A6 - TSCAP SEG13 USB_OVRCURA - IRQ1     

P206 

  PSEL 00010B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01000B PSEL 01011B PSEL 01101B PSEL 10011B ▲RXD0, 
▼RXD4, 
▼WAIT, 
▼SD0DAT2 

S3A3 GTIU RXD4 SSLB1 SDA1 WAIT TS1 SEG12 USB_VBUSEN 

S3A6 GTIU RXD0 SSLB1 SDA1 - TS1 SEG12 USB_VBUSEN 

  PSEL 10101B ISEL             

S3A3 SD0DAT2 IRQ0             

S3A6 - IRQ0             

P301 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01011B PSEL 01100B ▼A6 

S3A3 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 A6 TS9 

S3A6 AGTIO0 GTOULO GTIOC4B RXD2 CTS9 SSLB2 - TS9 

  PSEL 01101B ISEL             

S3A3 SEG1/COM5 IRQ6             

S3A6 SEG1/COM5 IRQ6             

P302 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00110B PSEL 01011B PSEL 01100B PSEL 01101B ISEL ▼A7 

S3A3 GTOUUP GTIOC4A TXD2 SSLB3 A7 TS8 SEG2/COM6 IRQ5 

S3A6 GTOUUP GTIOC4A TXD2 SSLB3 - TS8 SEG2/COM6 IRQ5 

P303 

  PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B       ▼A8, 
▼SD0DAT0 

S3A3 GTIOC7B A8 TS2 SEG3/COM7 SD0DAT0       

S3A6 GTIOC7B - TS2 SEG3/COM7 -       
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P304 

  PSEL 00011B PSEL 01011B PSEL 01100B PSEL 01101B PSEL 10101B ISEL     ▲SEG20, 
▼SEG17, ▼A9, 
▼SD0WP S3A3 GTIOC7A A9 TS11 SEG17 SD0WP IRQ9     

S3A6 GTIOC7A - TS11 SEG20 - IRQ9     

P305 

  PSEL 01011B PSEL 01101B PSEL 10001B PSEL 10101B         ▲SEG19, 
▼SEG16, ▼A10, 
▼SD0CD, 
▼QSPCLK 

S3A3 A10 SEG16 QSPCLK SD0CD         

S3A6 - SEG19 - -         

P306 

  PSEL 01011B PSEL 01101B PSEL 10001B           ▲SEG18, 
▼SEG15, ▼A11, 
▼QSSL S3A3 A11 SEG15 QSSL           

S3A6 - SEG18 -           

P307 

  PSEL 01011B PSEL 01101B PSEL 10001B           ▲SEG17, 
▼SEG14, ▼A12, 
▼QIO0 S3A3 A12 SEG14 QIO0           

S3A6 - SEG17 -           

P400 

  PSEL 00001B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01010B PSEL 01100B PSEL 01101B ▲SCK0, ▼SCK4 

S3A3 AGTIO1 GTIOC6A SCK4 SCK1 SCL0 CACREF TS20 SEG4 

S3A6 AGTIO1 GTIOC6A SCK0 SCK1 SCL0 CACREF TS20 SEG4 

  PSEL 10010B ISEL             

S3A3 AUDIO_CLK IRQ0             

S3A6 AUDIO_CLK IRQ0             

P401 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10000B ▲CTS0, ▼CTS4 

S3A3 GTETRGA GTIOC6B CTS4 TXD1 SDA0 TS19 SEG5 CTX0 

S3A6 GTETRGA GTIOC6B CTS0 TXD1 SDA0 TS19 SEG5 CTX0 

  ISEL               

S3A3 IRQ5               

S3A6 IRQ5               
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P406 

  PSEL 00011B PSEL 00110B PSEL 10010B           ▼SSLA3 

S3A3 GTIOC1B SSLA3 SSIRXD0           

S3A6 GTIOC1B - SSIRXD0           

P407 

  PSEL 00001B PSEL 00100B PSEL 00110B PSEL 00111B PSEL 01001B PSEL 01010B PSEL 01100B PSEL 01101B ▲CTS0, ▼CTS4 

S3A3 AGTIO0 CTS4 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

S3A6 AGTIO0 CTS0 SSLB3 SDA0 RTCOUT ADTRG0 TS3 SEG11 

  PSEL 10011B               

S3A3 USB_VBUS               

S3A6 USB_VBUS               

P408 

  PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00111B PSEL 01100B PSEL 01101B PSEL 10011B ▲RXD9, ▼RXD3 

S3A3 GTOWLO GTIOC5B CTS1 RXD3 SCL0 TS4 SEG10 USB_ID 

S3A6 GTOWLO GTIOC5B CTS1 RXD9 SCL0 TS4 SEG10 USB_ID 

  ISEL               

S3A3 IRQ7               

S3A6 IRQ7               

P409 

  PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01100B PSEL 01101B PSEL 10011B ISEL   ▲TXD9, ▼TXD3 

S3A3 GTOWUP GTIOC5A TXD3 TS5 SEG9 USB_EXICEN IRQ6   

S3A6 GTOWUP GTIOC5A TXD9 TS5 SEG9 USB_EXICEN IRQ6   

P410 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲GTIOC6B, 
▼GTIOC9B, 
▼SCK3, 
▼SD0DAT1 

S3A3 AGTOB1 GTOVLO GTIOC9B RXD0 SCK3 MISOA TS6 SEG8 

S3A6 AGTOB1 GTOVLO GTIOC6B RXD0 - MISOA TS6 SEG8 

  PSEL 10101B ISEL             

S3A3 SD0DAT1 IRQ5             

S3A6 - IRQ5             
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P411 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00100B PSEL 00101B PSEL 00110B PSEL 01100B PSEL 01101B ▲GTIOC6A, 
▼GTIOC9A, 
▼CTS3, 
▼SD0DAT0 

S3A3 AGTOA1 GTOVUP GTIOC9A TXD0 CTS3 MOSIA TS7 SEG7 

S3A6 AGTOA1 GTOVUP GTIOC6A TXD0 - MOSIA TS7 SEG7 

  PSEL 10101B ISEL             

S3A3 SD0DAT0 IRQ4             

S3A6 - IRQ4             

P412 

  PSEL 00010B PSEL 00100B PSEL 00110B PSEL 10101B         ▼GTOULO, 
▼SD0CMD 

S3A3 GTOULO SCK0 RSPCKA SD0CMD         

S3A6 - SCK0 RSPCKA -         

P413 

  PSEL 00010B PSEL 00100B PSEL 00110B PSEL 10101B         ▼GTOUUP, 
▼SD0CLK 

S3A3 GTOUUP CTS0 SSLA0 SD0CLK         

S3A6 - CTS0 SSLA0 -         

P414 

  PSEL 00011B PSEL 00110B PSEL 10101B ISEL         ▼SD0WP 

S3A3 GTIOC0B SSLA1 SD0WP IRQ9         

S3A6 GTIOC0B SSLA1 - IRQ9         

P415 

  PSEL 00011B PSEL 00110B PSEL 10101B ISEL         ▼SD0CD 

S3A3 GTIOC0A SSLA2 SD0CD IRQ8         

S3A6 GTIOC0A SSLA2 - IRQ8         

P500 

  PSEL 00001B PSEL 00010B PSEL 00011B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲SEG34, 
▼SEG48, 
▼QSPCLK S3A3 AGTOA0 GTIU GTIOC2A SEG48 QSPCLK USB_VBUSEN AN016 CMPREF1 

S3A6 AGTOA0 GTIU GTIOC2A SEG34 - USB_VBUSEN AN016 CMPREF1 
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P501 

 PSEL 00001B PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ▲SEG35, 
▲TXD1, 
▼SEG34, 
▼TXD3, ▼QSSL 

S3A3 AGTOB0 GTIV GTIOC2B TXD3 SEG49 QSSL 
USB_OVRCUR

A 
AN017 

S3A6 AGTOB0 GTIV GTIOC2B TXD1 SEG35 - 
USB_OVRCUR

A 
AN017 

 ASEL CMP ISEL       

S3A3 CMPIN1 IRQ11       

S3A6 CMPIN1 IRQ11       

P502 

 PSEL 00010B PSEL 00011B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲SEG36, 
▲RXD1, 
▼SEG50, 
▼RXD3, ▼QIO0 

S3A3 GTIW GTIOC3B RXD3 SEG50 QIO0 
USB_OVRCUR

B 
AN018 CMPREF0 

S3A6 GTIW GTIOC3B RXD1 SEG36 - 
USB_OVRCUR

B 
AN018 CMPREF0 

 ISEL        

S3A3 IRQ12        

S3A6 IRQ12        

P503 

 PSEL 00010B PSEL 00100B PSEL 00101B PSEL 01101B PSEL 10001B PSEL 10011B ASEL ADC ASEL CMP ▲SEG37,▲SCK1
▼SEG51,▼CTS2 
▼SCK33,▼QIO1, 
▼GTETRGA 

S3A3 GTETRGA CTS2 SCK3 SEG51 QIO1 USB_EXICEN AN023 CMPIN0 

S3A6 - - SCK1 SEG37 - USB_EXICEN AN023 CMPIN0 

P504 

 PSEL 00010B PSEL 00100B PSEL 00101B PSEL 01011B PSEL 10001B PSEL 10011B ASEL ADC  ▲CTS1, ▼CTS3, 
▼SCK2, ▼QIO2, 
▼ALE, 
▼GTETRGB 

S3A3 GTETRGB SCK2 CTS3 ALE QIO2 USB_ID AN024  

S3A6 - - CTS1 - - USB_ID AN024  

P505 

 PSEL 00100B PSEL 10001B ASEL ADC ISEL     ▼RXD2, ▼QIO3 

S3A3 RXD2 QIO3 AN025 IRQ14     

S3A6 - - AN025 IRQ14     

P600 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲SEG33, 
▼SEG41, ▼RD, 
▼SD0DAT7 

S3A3 GTIOC6B SCK9 RD SEG41 SD0DAT7    

S3A6 GTIOC6B SCK9 - SEG33 -    
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P601 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲SEG32, 
▼SEG40, 
▼WR/WR0, 
▼SD0DAT6 

S3A3 GTIOC6A RXD9 WR/WR0 SEG40 SD0DAT6    

S3A6 GTIOC6A RXD9 - SEG32 -    

P602 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲SEG31, 
▼SEG39, 
▼BCLK, 
▼SD0DAT5 

S3A3 GTIOC7B TXD9 BCLK SEG39 SD0DAT5    

S3A6 GTIOC7B TXD9 - SEG31 -    

P603 

 PSEL 00011B PSEL 00101B PSEL 01011B PSEL 01101B PSEL 10101B    ▲SEG30, 
▼SEG38, ▼D13, 
▼SD0DAT4 

S3A3 GTIOC7A CTS9 D13 SEG38 SD0DAT4    

S3A6 GTIOC7A CTS9 - SEG30 -    

P608 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B     ▲SEG27, 
▼SEG28, 
▼A0/BC0, 
▼SD0DAT1 

S3A3 GTIOC4B A0/BC0 SEG28 SD0DAT1     

S3A6 GTIOC4B - SEG27 -     

P609 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B     ▲SEG28, 
▼SEG29, 
▼CS1#, 
▼SD0DAT2 

S3A3 GTIOC5A CS1# SEG29 SD0DAT2     

S3A6 GTIOC5A - SEG28 -     

P610 

 PSEL 00011B PSEL 01011B PSEL 01101B PSEL 10101B     ▲SEG29, 
▼SEG30, 
▼CS0#, 
▼SD0DAT3 

S3A3 GTIOC5B CS0# SEG30 SD0DAT3     

S3A6 GTIOC5B - SEG29 -     

P708 

 PSEL 00101B PSEL 00110B ISEL      ▼IRQ11 

S3A3 RXD1 SSLA3 IRQ11      

S3A6 RXD1 SSLA3 -      

P808 

 PSEL 01101B PSEL 10101B       ▲SEG21, 
▼SEG18, 
▼SD0CLK 

S3A3 SEG18 SD0CLK       

S3A6 SEG21 -       
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P809 

 PSEL 01101B PSEL 10101B       ▲SEG22, 
▼SEG19, 
▼SD0CMD S3A3 SEG19 SD0CMD       

S3A6 SEG22 -       
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Notice
1. Descriptions of circuits, software and other related information in this document are provided only to illustrate the operation of semiconductor products and application examples. You are fully responsible for

the incorporation or any other use of the circuits, software, and information in the design of your product or system. Renesas Electronics disclaims any and all liability for any losses and damages incurred by

you or third parties arising from the use of these circuits, software, or information.

2. Renesas Electronics hereby expressly disclaims any warranties against and liability for infringement or any other disputes involving patents, copyrights, or other intellectual property rights of third parties, by or

arising from the use of Renesas Electronics products or technical information described in this document, including but not limited to, the product data, drawing, chart, program, algorithm, application

examples.

3. No license, express, implied or otherwise, is granted hereby under any patents, copyrights or other intellectual property rights of Renesas Electronics or others.

4. You shall not alter, modify, copy, or otherwise misappropriate any Renesas Electronics product, whether in whole or in part. Renesas Electronics disclaims any and all liability for any losses or damages

incurred by you or third parties arising from such alteration, modification, copy or otherwise misappropriation of Renesas Electronics products.

5. Renesas Electronics products are classified according to the following two quality grades: "Standard" and "High Quality". The intended applications for each Renesas Electronics product depends on the

product’s quality grade, as indicated below.

"Standard": Computers; office equipment; communications equipment; test and measurement equipment; audio and visual equipment; home electronic appliances; machine tools; personal electronic

equipment; and industrial robots etc.

"High Quality": Transportation equipment (automobiles, trains, ships, etc.); traffic control (traffic lights); large-scale communication equipment; key financial terminal systems; safety control equipment; etc.

Renesas Electronics products are neither intended nor authorized for use in products or systems that may pose a direct threat to human life or bodily injury (artificial life support devices or systems, surgical

implantations etc.), or may cause serious property damages (space and undersea repeaters; nuclear power control systems; aircraft control systems; key plant systems; military equipment; etc.). Renesas

Electronics disclaims any and all liability for any damages or losses incurred by you or third parties arising from the use of any Renesas Electronics product for which the product is not intended by Renesas

Electronics.

6. When using the Renesas Electronics products, refer to the latest product information (data sheets, user’s manuals, application notes, "General Notes for Handling and Using Semiconductor Devices" in the

reliability handbook, etc.), and ensure that usage conditions are within the ranges specified by Renesas Electronics with respect to maximum ratings, operating power supply voltage range, heat radiation

characteristics, installation, etc. Renesas Electronics disclaims any and all liability for any malfunctions or failure or accident arising out of the use of Renesas Electronics products beyond such specified

ranges.

7. Although Renesas Electronics endeavors to improve the quality and reliability of Renesas Electronics products, semiconductor products have specific characteristics such as the occurrence of failure at a

certain rate and malfunctions under certain use conditions. Further, Renesas Electronics products are not subject to radiation resistance design. Please ensure to implement safety measures to guard them

against the possibility of bodily injury, injury or damage caused by fire, and social damage in the event of failure or malfunction of Renesas Electronics products, such as safety design for hardware and

software including but not limited to redundancy, fire control and malfunction prevention, appropriate treatment for aging degradation or any other appropriate measures by your own responsibility as warranty

for your products/system.  Because the evaluation of microcomputer software alone is very difficult and not practical, please evaluate the safety of the final products or systems manufactured by you.

8. Please contact a Renesas Electronics sales office for details as to environmental matters such as the environmental compatibility of each Renesas Electronics product. Please investigate applicable laws and

regulations that regulate the inclusion or use of controlled substances, including without limitation, the EU RoHS Directive carefully and sufficiently and use Renesas Electronics products in compliance with all

these applicable laws and regulations.  Renesas Electronics disclaims any and all liability for damages or losses occurring as a result of your noncompliance with applicable laws and regulations.

9. Renesas Electronics products and technologies shall not be used for or incorporated into any products or systems whose manufacture, use, or sale is prohibited under any applicable domestic or foreign laws

or regulations. You shall not use Renesas Electronics products or technologies for (1) any purpose relating to the development, design, manufacture, use, stockpiling, etc., of weapons of mass destruction,

such as nuclear weapons, chemical weapons, or biological weapons, or missiles (including unmanned aerial vehicles (UAVs)) for delivering such weapons, (2) any purpose relating to the development,

design, manufacture, or use of conventional weapons, or (3) any other purpose of disturbing international peace and security, and you shall not sell, export, lease, transfer, or release Renesas Electronics

products or technologies to any third party whether directly or indirectly with knowledge or reason to know that the third party or any other party will engage in the activities described above. When exporting,

selling, transferring, etc., Renesas Electronics products or technologies, you shall comply with any applicable export control laws and regulations promulgated and administered by the governments of the

countries asserting jurisdiction over the parties or transactions.

10. Please acknowledge and agree that you shall bear all the losses and damages which are incurred from the misuse or violation of the terms and conditions described in this document, including this notice,

and hold Renesas Electronics harmless, if such misuse or violation results from your resale or making Renesas Electronics products available any third party.

11. This document shall not be reprinted, reproduced or duplicated in any form, in whole or in part, without prior written consent of Renesas Electronics.

12. Please contact a Renesas Electronics sales office if you have any questions regarding the information contained in this document or Renesas Electronics products.

(Note 1) "Renesas Electronics" as used in this document means Renesas Electronics Corporation and also includes its majority-owned subsidiaries.

(Note 2) "Renesas Electronics product(s)" means any product developed or manufactured by or for Renesas Electronics.

http://www.renesas.com
Refer to "http://www.renesas.com/" for the latest and detailed information.
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